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Contacts SMC Deutschland GmbH 

Group Support Generally 

Company: SMC Deutschland GmbH 

Address: Boschring 13 - 15 
 

63329 Egelsbach 

Phone: +49 6103 402-0 

Fax: +49 6103 402-139 

Email: info@smc.de 

 

Ralf Roske SMC Deutschland GmbH 

Sales Manager Automotive Technical Office Wolfsburg 

Mobile: +49 162 2999760 Volkswagen Werk, Hall 4, Field C14 (12 m Level) 

Email: roske.ralf@smc.de Berliner Ring 2 

 D-38440 Wolfsburg 
 

Phone: +49 5361 89354839 

Inside Sales 

Martina Restemeier SMC Deutschland GmbH 

Email: VWgroup@smc.de Sales Office Bielefeld 

 Max-Planck-Str. 62 

 32107 Bad Salzuflen 
 

Phone: +49 5222 99897-762 

 

Hans Bergen SMC Deutschland GmbH 

Email: VWgroup@smc.de Sales Office Bielefeld 
 

Max-Planck-Str. 62 
 

32107 Bad Salzuflen 
 

Phone: +49 5222 99897-769 

 

Dorothea Sahlfeld SMC Deutschland GmbH 

Email: VWgroup@smc.de Sales Office Frankfurt 
 

Boschring 13 - 15 
 

63329 Egelsbach 
 

Phone: +49 6103 402-120 
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Sales 

Volkswagen factories Germany 

Rötger Quincke SMC Deutschland GmbH 

Key Account Manager Automotive Technical Office Wolfsburg 

Mobile: +49 162 2999752 Volkswagen Werk, Hall 4, Field C14 (12 m Level) 

Email: quincke.roetger@smc.de Berliner Ring 2 

 D-38440 Wolfsburg 
 

Phone: +49 5361 89354839 

 

Claus Petzold SMC Deutschland GmbH 

Sales Engineer Key Accounts Technical Office Wolfsburg 

Mobile: +49 162 2999748 Volkswagen Werk, Hall 4, Field C14 (12 m Level) 

Email: petzold.claus@smc.de Berliner Ring 2 

 D-38440 Wolfsburg 
 

Phone: +49 5361 89354839 

AUDI Ingolstadt 

Peter Huber SMC Deutschland GmbH 

Sales Engineer Key Accounts Sales Office Nürnberg 

Mobile: +49 162 2991113 Nordostpark 16 

Email: huber.peter@smc.de 90411 Nürnberg 
 

Phone: +49 8142 652470 

AUDI Neckarsulm, PORSCHE Zuffenhausen 

Marco Gastel SMC Deutschland GmbH 

Key Account Manager Automotive Sales Office Karlsruhe 

Mobile: +49 162 2999638 Am Hardtwald 7 

Email: gastel.marco@smc.de D-76275 Ettlingen 
 

Phone: +49 7243 216730 

VW Zwickau, PORSCHE Leipzig and PORSCHE tool shop Schwarzenberg 

Tom Bauer SMC Deutschland GmbH 

Key Account Manager Automotive Sales Office Leipzig 

Mobile: +49 162 2991093 Lindenthaler Hauptstraße 145 

Email: bauer.tom@smc.de D-04158 Leipzig 
 

Phone: +49 341 609690 
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Sales 

VW and SEAT, Spain and Portugal 

Gustavo Ordonana SMC España S.A 

DPTO. TECHNICO AREA AUTOMOVIL Industria Automóvil 

Mobile: +34 600 91 61 87   

Email: gordonan@smc.smces.es ES-01015 Vitoria, Espania 
 

Tfno. +34 945184100 - 902255255 

 

Iker Lorenzo del Amo SMC España S.A 

DPTO. TECHNICO AREA AUTOMOVIL Industria Automóvil 

Mobile: +34 661 373 872 Zuazobidea, 14 

Email: ilorenzo@smc.smces.es ES-01015 Vitoria, Espania 
 

Tfno. +34 945184100 - 902255255 

ŠKODA, Czech 

ŠKODA Tools 

Jiří Neuhäuser SMC Industrial Automation CZ s.r.o. 

National Car project Manager Hudcova 78a 

Mobile: +420 603 528 215 612 00 Brno 

Email: j.neuhauser@smc.cz T: +420 541 424 611 
 

F: +420 541 218 034 

ŠKODA Auto 

Petr Hettner SMC Industrial Automation CZ s.r.o. 

Sales Engineer CAR Hudcova 78a 

Mobile +420 739 389 660 612 00 Brno 

Email: p.hettner@smc.cz T: +420 541 424 611 
 

F: +420 541 218 034 

AUDI Hungary 

Tamás Kiss SMC Hungary Kft.  

Sales BD Car Sales Office Gyõr 

Mobile +36 20 500 2998 Gesztenyefa utca 4. 

Email: t.kiss@smc,hu H-9027 Gyõr 
 

T: +36-23-513-010 
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Sales 

Volkswagen Slovakia 

Kristián Oros SMC Priemyselná automatizácia, spol. s r. o. 

Key Account Manager Car Project Fatranská 1223 

Mobile +421 905 764 346 013 01 Teplička nad Váhom 

Email: k.oros@smc.sk T: +421-41-321-3211 

 F: +421-41-321-3210 

Volkswagen Poznań 

Kristián Oros SMC Priemyselná automatizácia, spol. s r. o. 

Key Account Manager Car Project Fatranská 1223 

Mobile +421 905 764 346 013 01 Teplička nad Váhom 

Email: k.oros@smc.sk T: +421-41-321-3211 
 

F: +421-41-321-3210 
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Notes 

 

 

This Pneumatic Approval List was created on basis of the current equipment regulation 

(Betriebsmittelvorschrift) BV 1.13 of the Volkswagen Group. For components not listed in this 

table, a written exception approval must be obtained. 

General technical information on the pneumatic components can be viewed and downloaded 

from the following link: 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volks

wagen/presswerk/vw-bv_rev-05-20210323-en.pdf 

 
  

Table of contents 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 Double-Acting Cylinder ⌀ 32 to 200 mm according to DIN ISO 15552 

Operating data   

Operating pressure: max. 10 bar 

Operating temperature:  

⌀ 32 to 125 mm -10°C to +60°C 

⌀ 160 to 200 mm -10°C to +60°C 

  

Approved according to VW Standard 39D 20000 
→ also corresponding to the exception case due to construction 

4.1.2.4 'with magnetic piston' 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

 

 
 

Cylinder series CP96 
Profile cylinder 
Ø 32 mm to Ø 125 mm 
 
The cylinders mentioned 
are all equipped with a 

magnetic piston. 

32 25 2170  CP96SDB32-25C Link 

32 50 2146  CP96SDB32-50C Link 

32 80 2147 110X012463 CP96SDB32-80C Link 

50 25 2148  CP96SDB50-25C Link 

50 50 2113  CP96SDB50-50C Link 

50 80 2150  CP96SDB50-80C Link 

50 100 2151  CP96SDB50-100C Link 

50 125 2172  CP96SDB50-125C Link 

63 25 2152  CP96SDB63-25C Link 

63 50 2153  CP96SDB63-50C Link 

63 80 2154  CP96SDB63-80C Link 

63 100 2155  CP96SDB63-100C Link 

63 125 2173  CP96SDB63-125C Link 

63 160 2156  CP96SDB63-160C Link 

63 200 2174  CP96SDB63-200C Link 

80 25 2175  CP96SDB80-25C Link 

80 50 2176  CP96SDB80-50C Link 

80 80 2157  CP96SDB80-80C Link 

80 100 2158  CP96SDB80-100C Link 

80 125 2159  CP96SDB80-125C Link 

80 160 2177  CP96SDB80-160C Link 

80 200 2178  CP96SDB80-200C Link 

100 25 2179  CP96SDB100-25C Link 

100 50 2180  CP96SDB100-50C Link 

100 80 2181  CP96SDB100-80C Link 

100 100 2182 110X012732 CP96SDB100-100C Link 

100 125   CP96SDB100-125C Link 

100 160 2160 110T149397 CP96SDB100-160C Link 

100 200 2183  CP96SDB100-200C Link 

  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=CP96SDB32-25C
https://www.smc.eu/en-eu/reference?quote=CP96SDB32-50C
https://www.smc.eu/en-eu/reference?quote=CP96SDB32-80C
https://www.smc.eu/en-eu/reference?quote=CP96SDB50-25C
https://www.smc.eu/en-eu/reference?quote=CP96SDB50-50C
https://www.smc.eu/en-eu/reference?quote=CP96SDB50-80C
https://www.smc.eu/en-eu/reference?quote=CP96SDB50-100C
https://www.smc.eu/en-eu/reference?quote=CP96SDB50-125C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-25C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-50C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-80C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-100C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-125C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-160C
https://www.smc.eu/en-eu/reference?quote=CP96SDB63-200C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-25C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-50C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-80C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-100C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-125C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-160C
https://www.smc.eu/en-eu/reference?quote=CP96SDB80-200C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-25C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-50C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-80C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-100C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-125C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-160C
https://www.smc.eu/en-eu/reference?quote=CP96SDB100-200C
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Type 
Bore Ø 

[mm] 

Stroke 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

 
Cylinder series CP96 
Profile cylinder 
Ø 32 mm to Ø 125 mm 

125 50 2264  CP96SDB125-50 Link 

125 80 2265  CP96SDB125-80 Link 

125 100 2184  CP96SDB125-100 Link 

125 125 2272  CP96SDB125-125 Link 

125 160 2273  CP96SDB125-160 Link 

125 200 2161  CP96SDB125-200 Link 

125 250 2274 110T506779 CP96SDB125-250 Link 

 
Cylinder series C95 
Tie rod cylinder 
Ø 160 mm to Ø 200 mm 

160 100 2275  C95SDB160-100 Link 

160 160 2276  C95SDB160-160 Link 

160 200 2277  C95SDB160-200 Link 

160 250 2280  C95SDB160-250 Link 

160 400 2281  C95SDB160-400 Link 

160 500 2282  C95SDB160-500 Link 

200 160 2283  C95SDB200-160 Link 

200 200 2284  C95SDB200-200 Link 

200 400 2285  C95SDB200-400 Link 

200 500 2286  C95SDB200-500 Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 
3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m 

D-M9PSDPC Link 

 

Tie rod mounting 

(only required for cylinder size 160) 
BS5-160 Link 

Tie rod mounting 

(only required for cylinder size 200) 
BS5-200 Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=CP96SDB125-50%20
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-80
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-100
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-125%20
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-160%20
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-200%20
https://www.smc.eu/en-eu/reference?quote=CP96SDB125-250%20
https://www.smc.eu/en-eu/reference?quote=C95SDB160-100%20
https://www.smc.eu/en-eu/reference?quote=C95SDB160-160%20
https://www.smc.eu/en-eu/reference?quote=C95SDB160-200%20
https://www.smc.eu/en-eu/reference?quote=C95SDB160-250
https://www.smc.eu/en-eu/reference?quote=C95SDB160-400
https://www.smc.eu/en-eu/reference?quote=C95SDB160-500
https://www.smc.eu/en-eu/reference?quote=C95SDB200-160
https://www.smc.eu/en-eu/reference?quote=C95SDB200-200
https://www.smc.eu/en-eu/reference?quote=C95SDB200-400
https://www.smc.eu/en-eu/reference?quote=C95SDB200-500
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
https://www.smc.eu/en-eu/reference?quote=BS5-160
https://www.smc.eu/en-eu/reference?quote=BS5-200
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 Mounting Brackets for Double-acting Cylinder, ⌀ 32 to 200 mm, according to DIN ISO 15552 

Approved according to VW Standard 39D 20000 

Type 
Bore Ø 
[mm] 

Mat. no. Stock ME20 SMC Part no. 
Data sheet / 

CAD 

 
Front/rear flange 
MF1/MF2 

ISO15552-12 

32 2326  F5032 Link 

50 2327  F5050 Link 

63 2328  F5063 Link 

80 2329  F5080 Link 

100 2330  F5100 Link 

125 2331  F5125 Link 

160 2332  F5160 Link 

200 2333  F5200 Link 

 
Clevis pivot bracket 
90°, (rigid bearing) 
ISO15552-12 

32 2291  E5032 Link 

50 2131  E5050 Link 

63 2290  E5063 Link 

80 2292  E5080 Link 

100 2293  E5100 Link 

125 2294  E5125 Link 

 
Double clevis 
MP2, ISO 15552-12 
(incl. bolts AA4) 

32 2298  D5032 Link 

50 2299  D5050 Link 

63 2300  D5063 Link 

80 2301  D5080 Link 

100 2302  D5100 Link 

125 2303  D5125 Link 

160   D5160 Link 

200   D5200 Link 

 
Single clevis, 
MP4, (incl. screws) 

32   C5032 Link 

50   C5050 Link 

63   C5063 Link 

80   C5080 Link 

100   C5100 Link 

125   C5125 Link 

160   C5160 Link 

200   C5200 Link 

 
Double clevis, 
AB6 ISO 15552-12 
(matching “ES”) 

32 2306  DS5032 Link 

50 2307  DS5050 Link 

63 2308  DS5063 Link 

80 2309  DS5080 Link 

100 2310  DS5100 Link 

125 2311  DS5125 Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=F5032
https://www.smc.eu/en-eu/reference?quote=F5050
https://www.smc.eu/en-eu/reference?quote=F5063
https://www.smc.eu/en-eu/reference?quote=F5080
https://www.smc.eu/en-eu/reference?quote=F5100
https://www.smc.eu/en-eu/reference?quote=F5125
https://www.smc.eu/en-eu/reference?quote=F5160
https://www.smc.eu/en-eu/reference?quote=F5200
https://www.smc.eu/en-eu/reference?quote=E5032
https://www.smc.eu/en-eu/reference?quote=E5050
https://www.smc.eu/en-eu/reference?quote=E5063
https://www.smc.eu/en-eu/reference?quote=E5080
https://www.smc.eu/en-eu/reference?quote=E5100
https://www.smc.eu/en-eu/reference?quote=E5125
https://www.smc.eu/en-eu/reference?quote=D5032
https://www.smc.eu/en-eu/reference?quote=D5050
https://www.smc.eu/en-eu/reference?quote=D5063
https://www.smc.eu/en-eu/reference?quote=D5080
https://www.smc.eu/en-eu/reference?quote=D5100
https://www.smc.eu/en-eu/reference?quote=D5125
https://www.smc.eu/en-eu/reference?quote=D5160
https://www.smc.eu/en-eu/reference?quote=D5200
https://www.smc.eu/en-eu/reference?quote=C5032
https://www.smc.eu/en-eu/reference?quote=C5050
https://www.smc.eu/en-eu/reference?quote=C5063
https://www.smc.eu/en-eu/reference?quote=C5080
https://www.smc.eu/en-eu/reference?quote=C5100
https://www.smc.eu/en-eu/reference?quote=C5125
https://www.smc.eu/en-eu/reference?quote=C5160
https://www.smc.eu/en-eu/reference?quote=C5200
https://www.smc.eu/en-eu/reference?quote=DS5032
https://www.smc.eu/en-eu/reference?quote=DS5050
https://www.smc.eu/en-eu/reference?quote=DS5063
https://www.smc.eu/en-eu/reference?quote=DS5080
https://www.smc.eu/en-eu/reference?quote=DS5100
https://www.smc.eu/en-eu/reference?quote=DS5125
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Type 
Bore Ø 
[mm] 

Mat. no. Stock ME20 SMC Part no. 
Data sheet / 

CAD 

 
Clevis pivot braket 
with ball joint 

VDMA24562-2 

32 2334  ES5032 Link 

50 2335  ES5050 Link 

63 2336  ES5063 Link 

80 2337  ES5080 Link 

100 2338  ES5100 Link 

125 2339  ES5125 Link 
 

Approved according to VW Standard 39D 20000 

Type 
Bore Ø 
[mm] 

Thread 
Mat. 
no. 

Description SMC Part no. 
Data sheet / 

CAD 

 
Piston rod ball joint 
DIN ISO 8139 

32 M10×1,25   KJ10D Link 

50 
M16×1,5   KJ16D Link 

63 

80 
M20×1,5 2323  KJ20D Link 

100 

125 M27×2 2324  KJ27D Link 

160 
M36×2 2325  KJ36D Link 

200 

 
Rod clevis with bolt 
DIN ISO 8140 
up to Ø 100 mm: 
design with spring-

clap-bolt 

32 M10×1,25 2316 

Product line is 
standardised according 
to standard 

39D22039/#-X-X-140 

GKM10-20 Link 

50 
M16×1,5 2317 GKM16-32 Link 

63 

80 
M20×1,5 2322 GKM20-40 Link 

100 

125 M27×2 2319 GKM30-54 Link 

160 
M36×2 2320 GKM35-54 Link 

200 

Not included in 39D20000 

 
Axial foot 

1 set (2 pieces) 

32   

Product line is 
standardised according 
to standard 

39D22039/#-X-X-60 

L5032 Link 

50   L5050 Link 

63   L5063 Link 

80   L5080 Link 

100   L5100 Link 

125   L5125 Link 

160   L5160 Link 

200   L5200 Link 

250   L5250 Link 

 
Floating joint 

50 
M16×1,5  

Product line is 
standardised according 
to standard 

39D22039/#-X-X-120 

JA50-16-150 Link 
63 

80 
M20×1,5  JAH50-20-150 Link 

100 

125 M27×2  JA125-27-200 Link 

160 
M36×2  JA160-36-200 Link 

200 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 Further fastening elements according to VW / AUDI specifications 

 

The fastening elements and their designations were compiled and reworked according to VW 
Standard 39D22039. 
 

Type 
Bore Ø 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

 

32   39D22039/32-X-X-30 Link 

50   39D22039/50-X-X-30 Link 

63   39D22039/63-X-X-30 Link 

Precision axial foot, 
Ø 32 and Ø 50 stainless steel, 
Ø 63 to Ø 160 aluminum, 

with screws, 1 piece 

80   39D22039/80-X-X-30 Link 

100   39D22039/100-X-X-30 Link 

125   39D22039/125-X-X-30 Link 

160   39D22039/160-X-X-30 Link 

 

32   39D22039/32-X-X-40 Link 

50   39D22039/50-X-X-40 Link 

63   39D22039/63-X-X-40 Link 

Precision axial foot, 
Ø 32 and Ø 50 stainless steel, 
Ø 63 to Ø 160 steel, 
with screws, 1 piece 

80   39D22039/80-X-X-40 Link 

100   39D22039/100-X-X-40 Link 

125   39D22039/125-X-X-40 Link 

160   39D22039/160-X-X-40 Link 

 

32   39D22039/32-X-X-50 Link 

50   39D22039/50-X-X-50 Link 

63   39D22039/63-X-X-50 Link 

80   39D22039/80-X-X-50 Link 

100   39D22039/100-X-X-50 Link 

Precision axial foot ‘twisted‘ 125   39D22039/125-X-X-50 Link 

160   39D22039/160-X-X-50 Link 

 

32   39D22039/32-X-X-60 Link 

50   39D22039/50-X-X-60 Link 

63   39D22039/63-X-X-60 Link 

Axial foot 
1 set (2 pieces), 
without claim to position and 

guidance accuracy 

80   39D22039/80-X-X-60 Link 

100   39D22039/100-X-X-60 Link 

125   39D22039/125-X-X-60 Link 

160   39D22039/160-X-X-60 Link 

 

32   39D22039/32-X-X-70 Link 

50   39D22039/50-X-X-70 Link 

63   39D22039/63-X-X-70 Link 

80   39D22039/80-X-X-70 Link 

Flange 
MF1/MF2 
ISO 15552-12 

100   39D22039/100-X-X-70 Link 

125   39D22039/125-X-X-70 Link 

160   39D22039/160-X-X-70 Link 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-32.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-63.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/30-praeci/sc-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-32.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-63.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/40-curv/sc-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-32.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-63.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/50-turn/sc-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-32.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-63.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/60-l/sc-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/70-f/sc-32.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/70-f/sc-50.zip
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The fastening elements and their designations were compiled and reworked 
according to VW Standard 39D22039. 
 

Type 
Bore Ø 

[mm] 
Mat. no. Stock ME20 SMC Part no. 

Data sheet/ 

CAD 

 

32   39D22039/32-X-X-80 Link 

50   39D22039/50-X-X-80 Link 

63   39D22039/63-X-X-80 Link 

80   39D22039/80-X-X-80 Link 

100   39D22039/100-X-X-80 Link 

Double clevis, AB6 (part 1) 

together with clevis pivot 
bracket VDMA24562-2 (part 2) 

125   39D22039/125-X-X-80 Link 

     

     

 

32   39D22039/32-X-X-90 Link 

50   39D22039/50-X-X-90 
Link 

63   39D22039/63-X-X-90 

80   39D22039/80-X-X-90 
Link 

100   39D22039/100-X-X-90 

Coupling nut 125   39D22039/125-X-X-90 Link 

160   39D22039/160-X-X-90 Link 

 

32   39D22039/32-X-X-100 Link 

50   39D22039/50-X-X-100 

Link 
63   39D22039/63-X-X-100 

80   39D22039/80-X-X-100 

100   39D22039/100-X-X-100 

Coupling plate 125   39D22039/125-X-X-100 
Link 

160   39D22039/160-X-X-100 

 

80   39D22039/80-X-X-110 
Link 

100   39D22039/100-X-X-110 

125   39D22039/125-X-X-110 
Link 

Coupling plate 'Z' 160   39D22039/160-X-X-110 

 

32   39D22039/32-X-X-120 Link 

50   39D22039/50-X-X-120 
Link 

63   39D22039/63-X-X-120 

80   39D22039/80-X-X-120 
Link 

100   39D22039/100-X-X-120 

Floating joint 125   39D22039/125-X-X-120 Link 

160   39D22039/160-X-X-120 Link 

 

32   39D22039/32-X-X-140 Link 

50   39D22039/50-X-X-140 
Link 

63   39D22039/63-X-X-140 

80   39D22039/80-X-X-140 
Link 

100   39D22039/100-X-X-140 

Rod clevis 125   39D22039/125-X-X-140 Link 

160   39D22039/160-X-X-140 Link 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 ISO cylinder assemblies complete 
→ with 2 high precision aluminum axial foot enclosed 
→ with mounting plate and nut enclosed 

 
 
 
 
 

→ The Cylinder assemblies will be replaced by completely assembled cylinders according to VW 
standard 39D22039 
 

Type 
Stroke 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

ISO cylinder Ø 80 mm, 

profile barrel cylinder, 
magnetic piston, complete 
with: 

- enclosed precision axial foot 

2 × aluminum  

- enclosed mounting plate 
and nut 

50   CP96SDL80-0050-CEU10269 Link 

80   CP96SDL80-0080-CEU10269 Link 

100   CP96SDL80-0100-CEU10269 Link 

125   CP96SDL80-0125-CEU10269 Link 

160   CP96SDL80-0160-CEU10269 Link 

200   CP96SDL80-0200-CEU10269 Link 

250   CP96SDL80-0250-CEU10269 Link 

ISO cylinder Ø 100 mm, 

profile barrel cylinder, 
magnetic piston, complete 
with: 

- enclosed precision axial foot 

2 × aluminum 

- enclosed mounting plate 
and nut 

50   CP96SDL100-0050-CEU10270 Link 

80   CP96SDL100-0080-CEU10270 Link 

100   CP96SDL100-0100-CEU10270 Link 

125   CP96SDL100-0125-CEU10270 Link 

160   CP96SDL100-0160-CEU10270 Link 

200   CP96SDL100-0200-CEU10270 Link 

250   CP96SDL100-0250-CEU10270 Link 

ISO cylinder Ø 125 mm, 

profile barrel cylinder, 
magnetic piston, complete 
with: 

- enclosed precision axial foot 
2 × aluminum  

- enclosed mounting plate 

and nut 

50   CP96SDL125-0050-CEU10271 Link 

80   CP96SDL125-0080-CEU10271 Link 

100   CP96SDL125-0100-CEU10271 Link 

125   CP96SDL125-0125-CEU10271 Link 

160   CP96SDL125-0160-CEU10271 Link 

200   CP96SDL125-0200-CEU10271 Link 

250   CP96SDL125-0250-CEU10271  Link 

ISO Cylinder Ø 160 mm, 

tie rod cylinder, magnetic 
piston, complete with 

- enclosed precision axial foot 

2 × aluminum  

- enclosed mounting plate 
and nut 

50   C95SDL160-0050-CEU10272 Link 

80   C95SDL160-0080-CEU10272 Link 

100   C95SDL160-0100-CEU10272 Link 

125   C95SDL160-0125-CEU10272 Link 

160   C95SDL160-0160-CEU10272 Link 

200   C95SDL160-0200-CEU10272 Link 

250   C95SDL160-0250-CEU10272 Link 
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https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alal/cp96sdl125-0125-ceu10271.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alal/cp96sdl125-0160-ceu10271.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alal/cp96sdl125-0200-ceu10271.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alal/cp96sdl125-0250-ceu10271.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0050-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0080-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0100-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0125-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0160-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0200-ceu10272.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alal/c95sdl160-0250-ceu10272.zip
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 Assembly Groups ISO Cylinder, Complete 
→ with 1 high precision aluminum axial foot enclosed 
→ with 1 precision steel foot mounting enclosed 
→ with mounting plate and nut enclosed 

→ Cylinder assemblies will be replaced by completely assembled cylinders according to VW 
standard 39D22039 

Type 
Stroke 
[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. Data sheet/CAD 

ISO cylinder Ø 63 mm, 

profile barrel cylinder, 
magnetic piston, complete 
with: 

- enclosed precision axial 
foot 1 × aluminum, 1 × steel 

- enclosed mounting plate 
and nut 

50   CP96SDL63-0050-CEW10313 Link 

80   CP96SDL63-0080-CEW10313 Link 

100   CP96SDL63-0100-CEW10313 Link 

125   CP96SDL63-0125-CEW10313 Link 

160   CP96SDL63-0160-CEW10313 Link 

200   CP96SDL63-0200-CEW10313 Link 

250   CP96SDL63-0250-CEW10313 Link 

ISO cylinder Ø 80 mm, 

profile barrel cylinder, 
magnetic piston, complete 
with: 

- enclosed precision axial 
foot 1 × aluminum, 1 × steel 

- enclosed mounting plate 
and nut 

50   CP96SDL80-0050-CEW10314 Link 

80   CP96SDL80-0080-CEW10314 Link 

100   CP96SDL80-0100-CEW10314 Link 

125   CP96SDL80-0125-CEW10314 Link 

160   CP96SDL80-0160-CEW10314 Link 

200   CP96SDL80-0200-CEW10314 Link 

250   CP96SDL80-0250-CEW10314 Link 

ISO cylinder Ø 100 mm, 

profile barrel cylinder, 
magnetic piston, complete 

with: 

- enclosed precision axial 
foot 1 × aluminum, 1 × steel 

- enclosed mounting plate 
and nut 

50   CP96SDL100-0050-CEW10315 Link 

80   CP96SDL100-0080-CEW10315 Link 

100   CP96SDL100-0100-CEW10315 Link 

125   CP96SDL100-0125-CEW10315 Link 

160   CP96SDL100-0160-CEW10315 Link 

200   CP96SDL100-0200-CEW10315 Link 

250   CP96SDL100-0250-CEW10315 Link 

ISO cylinder Ø 125 mm, 

profile barrel cylinder, 
magnetic piston, complete 

with: 

- enclosed precision axial 
foot 1 × aluminum, 1 × steel  

- enclosed mounting plate 
and nut 

50   CP96SDL125-0050-CEU10018 Link 

80   CP96SDL125-0080-CEU10018 Link 

100   CP96SDL125-0100-CEU10018 Link 

125   CP96SDL125-0125-CEU10018 Link 

160   CP96SDL125-0160-CEU10018 Link 

200   CP96SDL125-200-CEU10018 Link 

250   CP96SDL125-250-CEU10018 Link 

ISO cylinder Ø 160mm, 

tie rod cylinder, magnetic 

piston, complete with: 

- enclosed precision axial 
foot  

1 × aluminum, 1 × steel 

- enclosed mounting plate 

and nut 

50   C95SDL160-0050-CEW10316 Link 

80   C95SDL160-0080-CEW10316 Link 

100   C95SDL160-0100-CEW10316 Link 

125   C95SDL160-0125-CEW10316 Link 

160   C95SDL160-0160-CEW10316 Link 

200   C95SDL160-0200-CEW10316 Link 

250   C95SDL160-0250-CEW10316 Link 

  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-200.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-63-alst/hub-250.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-125.ziphttps:/static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-200.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-80-alst/hub-250.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-200.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-100-alst/hub-250.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0050-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0080-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0100-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0125-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0160-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0200-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-125-alst/cp96sdl125-0250-ceu10018.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0050-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0080-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0100-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0125-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0160-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0200-cew10316.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/packages-sc-160-alst/c95sdl160-0250-cew10316.zip
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 Assemblies ISO cylinder complete 
 → with 1 mounted high precision aluminum foot mounting 
 → with 1 mounted precision steel foot mounting 
 → with mounted and pinned floating joint 
 → with mounted one-touch fittings 

→ The cylinder assemblies will be replaced by completely assembled cylinders according to VW 
standard 39D22039 
 

Type 
Bore Ø 

[mm] 
Design types SMC Part no. 

Data sheet/ 

CAD 

ISO cylinder Ø 63 mm, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

63 
1 
Air connection left 

 

C96SDL63-___-1-CET10473 

Link 63 
2 
Air connection right 

 

C96SDL63-___-2-CET10473 

63 
3 
Air connection top 

 

C96SDL63-___-3-CET10473 

ISO cylinder Ø 80 mm, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

80 
1 
Air connection left 

 

C96SDL80-___-1-CET10474 

Link 80 
2 
Air connection right 

 

C96SDL80-___-2-CET10474 

80 
3 
Air connection top 

 

C96SDL80-___-3-CET10474 

ISO cylinder Ø 100 mm, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

100 
1 
Air connection left 

 

C96SDL100-___-1-CET10475 

Link 100 
2 
Air connection right 

 

C96SDL100-___-2-CET10475 

100 
3 
Air connection top 

 

C96SDL100-___-3-CET10475 

ISO cylinder Ø 125 mm, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

125 
1 
Air connection left 

 

C96SDL125-___-1-CET10476 

Link 125 
2 
Air connection right 

 

C96SDL125-___-2-CET10476 

125 
3 
Air connection top 

 

C96SDL125-___-3-CET10476 

 

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10473_gr.63.pdf
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10474_gr.80.pdf
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10475_gr.100.pdf
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10476_gr.125.pdf
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→ The cylinder assemblies will be replaced by completely assembled cylinders 
according to VW standard 39D22039 
 

Type 
Bore Ø 

[mm] 
Design types SMC Part no. 

Data sheet/ 

CAD 

ISO cylinder Ø 160 mm, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

160 
1 
Air connection left 

 

C95SDL160-___-1-CET10477 

Link 160 
2 
Air connection right 

 

C95SDL160-___-2-CET10477 

160 
3 
Air connection top 

 

C95SDL160-___-3-CET10477 

ISO cylinder Ø 200, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

200 
1 
Air connection left 

 

C95SDL200-___-1-CET10478 

Link 200 
2 
Air connection right 

 

C95SDL200-___-2-CET10478 

200 
3 
Air connection top 

 

C95SDL200-___-3-CET10478 

ISO cylinder Ø 250, 
completely mounted, with 
precision foot mountings, 
floating joint (pinned 
according to AUDI 
specifications) and one-
touch fittings (elbow), 
16 mm 

250 
1 
Air connection left 

 

C95SDL250-___-1-CET10479 

Link 250 
2 
Air connection right 

 

C95SDL250-___-2-CET10479 

250 
3 
Air connection top 

 

C95SDL250-___-3-CET10479 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10477_gr.160.pdf
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10478_gr.200.pdf
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/pw-cylinder-audi-kompl/cet10479_gr.250.pdf
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4. Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.1 ISO Cylinder Assemblies, Completely assembled 

→ Cylinder assemblies are approved according to VW standard 39D22039. 
→ Cylinders are approved according to VW standard 39D20000. 
  
Note:  

The cylinders are completely assembled, attachments are pinned to the piston rod according to 
specification. 
All cylinder assemblies can be delivered with standard designation. 
 

Order code: 
 

Standard 
Bore Ø 

[mm] 
 Stroke [mm] 

(acc. to preferations) 
 

Position of 
pneumatic supply 

 
Order 

variants 
 Auto switch 

39D22039/ 

32 

- 

 

- 

 - 1 

- 

 
50 50 0° (bottom) … 

63 80 90° (left) … O (none) 

80 100 180° (top) 12 S (2 pieces) 

100 125 270° (right) … 

 125 160  … 

160   24 
 

Examples: 
 

1) Without auto switch 

→ Piston diameter: 80 mm 

→ Stroke: 100 mm 

→ Position of pneumatic supply: 270° (right) 

→ Mounting brackets: front end precision aluminium bracket, rear end steel bracket 

→ Coupling: Mounting plate with nut 

→ Auto switch: none 
 

Standard 
Bore Ø 

[mm] 
 

Stroke 

[mm] 
 

Position of 
pneumtic supply 

 
Order 

variants 
 Auto switch 

39D22039/ 80 - 100 - 270° (right) - 1 - O 
 

2) With auto switch 

→ Piston diameter: 100 mm 

→ Stroke: 80 mm 

→ Position of pneumatic supply: 90° (left) 

→ Mounting brackets: front end none, rear end piston rod ball joint 

→ Coupling: Rod clevis 

→ Auto switch: 2 pieces 
 

Standard 
Bore Ø 

[mm] 
 

Stroke 

[mm] 
 

Position of 
pneumtic supply 

 
Order 

variants 
 Auto switch 

39D22039/ 100 - 80 - 90° (left) - 4 - S 

 

All mounting brackets are specified in VW standard 39D22039 (see pages 13 and 14)  

Table of contents 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.2 Double-Acting Cylinder, ⌀ 16 to 25 mm, according to ISO 6432 and CETOP RP52P 

 

Operating data   

Operating pressure: max. 10 bar 

Operating temperature: -20°C to +80°C 

  

Approved according to VW standard 39V16270 
 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

The cylinders mentioned 
are all equipped with a 
magnetic piston. 

16 25 8473  CD85N16-25-B Link 

16 50 8474  CD85N16-50-B Link 

16 100 8475  CD85N16-100-B Link 

25 25 8476  CD85N25-25-B Link 

25 50 8477  CD85N25-50-B Link 

25 100 8478  CD85N25-100-B Link 

 

Type 
Bore Ø 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

Clevis 

 

16   C85C16 Link 

25   C85C25 Link 

Front 
flange/Rear 
flange 

 

16   C85F16 Link 

25   C85F25 Link 

Piston rod ball 
joint 

DIN ISO 8139 
 

16   KJ6D Link 

25 2321  KJ10D Link 

Rod clevis 

DIN/ISO 8140 

 

16   GKM6-12 Link 

25 2316  GKM10-20 Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 

3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m 

D-M9PSDPC Link 

 

Auto switch mouting set- Bandmounting 

(cylinder bore size 16) 
 BJ6-016  

Auto switch mouting set- Bandmounting 

(cylinder bore size 25) 
 BM5-025  

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=CD85N16-25-B
https://www.smc.eu/en-eu/reference?quote=CD85N16-50-B
https://www.smc.eu/en-eu/reference?quote=CD85N16-100-B
https://www.smc.eu/en-eu/reference?quote=CD85N25-25-B
https://www.smc.eu/en-eu/reference?quote=CD85N25-50-B
https://www.smc.eu/en-eu/reference?quote=CD85N25-100-B
https://www.smc.eu/en-eu/reference?quote=C85C16
https://www.smc.eu/en-eu/reference?quote=C85C25
https://www.smc.eu/en-eu/reference?quote=C85F16
https://www.smc.eu/en-eu/reference?quote=C85F25
https://www.smc.eu/en-eu/reference?quote=KJ6D
https://www.smc.eu/en-eu/reference?quote=KJ10D
https://www.smc.eu/en-eu/reference?quote=GKM6-12
https://www.smc.eu/en-eu/reference?quote=GKM10-20
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.3 Compact Cylinder, ⌀ 20 to 100 mm, according to DIN ISO 21287 

Operating data   

Operating pressure: max. 10 bar 

Operating temperature: -10°C to +60°C 

  

Approved according to BV 1.13 
(Only a limited selection is shown here, other models are available.) 
 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 

Mat. 
no. 

Stock ME20 SMC Part no. 
Data sheet/ 

CAD 

Female piston rod 
thread 
Cylinder series C55 
 

 
 
The cylinders 
mentioned are all 
equipped with a 
magnetic piston.  

20 10   CD55B20-10 Link 

20 30   CD55B20-30 Link 

25 10   CD55B25-10 Link 

25 30   CD55B25-30 Link 

32 10   CD55B32-10 Link 

32 30   CD55B32-30 Link 

40 10   CD55B40-10 Link 

40 30   CD55B40-30 Link 

50 10   CD55B50-10 Link 

50 30   CD55B50-30 Link 

63 10   CD55B63-10 Link 

63 30   CD55B63-30 Link 

80 10   CD55B80-10 Link 

80 30   CD55B80-30 Link 

100 10   CD55B100-10 Link 

100 30   CD55B100-30 Link 

Male piston rod thread 
Cylinder series C55 
 

 
 
The cylinders 
mentioned are all 
equipped with a 
magnetic piston.  

20 10   CD55B20-10M Link 

20 30   CD55B20-30M Link 

25 10   CD55B25-10M Link 

25 30   CD55B25-30M Link 

32 10   CD55B32-10M Link 

32 30   CD55B32-30M Link 

40 10   CD55B40-10M Link 

40 30   CD55B40-30M Link 

50 10   CD55B50-10M Link 

50 30   CD55B50-30M Link 

63 10   CD55B63-10M Link 

63 30   CD55B63-30M Link 

80 10   CD55B80-10M Link 

80 30   CD55B80-30M Link 

100 10   CD55B100-10M Link 

100 30   CD55B100-30M Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=CD55B20-10
https://www.smc.eu/en-eu/reference?quote=CD55B20-30
https://www.smc.eu/en-eu/reference?quote=CD55B25-10
https://www.smc.eu/en-eu/reference?quote=CD55B25-30
https://www.smc.eu/en-eu/reference?quote=CD55B32-10
https://www.smc.eu/en-eu/reference?quote=CD55B32-30
https://www.smc.eu/en-eu/reference?quote=CD55B40-10
https://www.smc.eu/en-eu/reference?quote=CD55B40-30
https://www.smc.eu/en-eu/reference?quote=CD55B50-10
https://www.smc.eu/en-eu/reference?quote=CD55B50-30
https://www.smc.eu/en-eu/reference?quote=CD55B63-10
https://www.smc.eu/en-eu/reference?quote=CD55B63-30
https://www.smc.eu/en-eu/reference?quote=CD55B80-10
https://www.smc.eu/en-eu/reference?quote=CD55B80-30
https://www.smc.eu/en-eu/reference?quote=CD55B100-10
https://www.smc.eu/en-eu/reference?quote=CD55B100-30
https://www.smc.eu/en-eu/reference?quote=CD55B20-10M
https://www.smc.eu/en-eu/reference?quote=CD55B20-30M
https://www.smc.eu/en-eu/reference?quote=CD55B25-10M
https://www.smc.eu/en-eu/reference?quote=CD55B25-30M
https://www.smc.eu/en-eu/reference?quote=CD55B32-10M
https://www.smc.eu/en-eu/reference?quote=CD55B32-30M
https://www.smc.eu/en-eu/reference?quote=CD55B40-10M
https://www.smc.eu/en-eu/reference?quote=CD55B40-30M
https://www.smc.eu/en-eu/reference?quote=CD55B50-10M
https://www.smc.eu/en-eu/reference?quote=CD55B50-30M
https://www.smc.eu/en-eu/reference?quote=CD55B63-10M
https://www.smc.eu/en-eu/reference?quote=CD55B63-30M
https://www.smc.eu/en-eu/reference?quote=CD55B80-10M
https://www.smc.eu/en-eu/reference?quote=CD55B80-30M
https://www.smc.eu/en-eu/reference?quote=CD55B100-10M
https://www.smc.eu/en-eu/reference?quote=CD55B100-30M
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Cylinder for Exception Cases due to Construction 
- Rodless 

Operating data   

Operating pressure max. 8 bar 

Operating temperature: 5°C to 60°C 

   

Approved as moving unit according to VW Standard 39D821 und 39D999 
 

Mechanical Joint Rodless band cylinder with flange-mounted precision guide - single (H) and double (HT), the 
drive unit can be dismantled individually 

 

Type 
Bore Ø 

[mm] 

Hub 

[mm] 

Mat. 
no. 

Describtion SMC Part no. Data sheet/CAD 

 
Single guide (H) 
 

 
 

 
 

 
 

 

25 50 
 standard MY2H25TFG-50 Link 

 with high load shock absorbers MY2H25TFG-50H Link 

25 100 
 standard MY2H25TFG-100 Link 

 with high load shock absorbers MY2H25TFG-100H Link 

25 150 
 standard MY2H25TFG-150 Link 

 with high load shock absorbers MY2H25TFG-150H Link 

25 200 
 standard MY2H25TFG-200 Link 

 with high load shock absorbers MY2H25TFG-200H Link 

25 250 
 standard MY2H25TFG-250 Link 

 with high load shock absorbers MY2H25TFG-250H Link 

25 300 
 standard MY2H25TFG-300 Link 

 with high load shock absorbers MY2H25TFG-300H Link 

25 350 
 standard MY2H25TFG-350 Link 

 with high load shock absorbers MY2H25TFG-350H Link 

25 400 
 standard MY2H25TFG-400 Link 

 with high load shock absorbers MY2H25TFG-400H Link 

25 450 
 standard MY2H25TFG-450 Link 

 with high load shock absorbers MY2H25TFG-450H Link 

25 500 
 standard MY2H25TFG-500 Link 

 with high load shock absorbers MY2H25TFG-500H Link 

25 550 
 standard MY2H25TFG-550 Link 

 with high load shock absorbers MY2H25TFG-550H Link 

25 600 
 standard MY2H25TFG-600 Link 

 with high load shock absorbers MY2H25TFG-600H Link 

40 50 
 standard MY2H40TFG-50 Link 

 with high load shock absorbers MY2H40TFG-50H Link 

40 100 
 standard MY2H40TFG-100 Link 

 with high load shock absorbers MY2H40TFG-100H Link 

40 150 
 standard MY2H40TFG-150 Link 

 with high load shock absorbers MY2H40TFG-150H Link 

Table of contents 

https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-50
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-50H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-100
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-100H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-150
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-150H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-200
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-200H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-250
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-250H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-300
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-300H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-350
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-350H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-400
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-400H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-450
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-450H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-500
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-500H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-550
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-550H
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-600
https://www.smc.eu/en-eu/reference?quote=MY2H25TFG-600H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-50
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-50H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-100
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-100H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-150
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-150H
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Type 
Bore Ø 

[mm] 

Hub 

[mm] 

Mat. 
no. 

Describtion SMC Part no. Data sheet/CAD 

 
Single guide (H) 
 

 

40 200 
 standard MY2H40TFG-200 Link 

 with high load shock absorbers MY2H40TFG-200H Link 

40 250 
 standard MY2H40TFG-250 Link 

 with high load shock absorbers MY2H40TFG-250H Link 

40 300 
 standard MY2H40TFG-300 Link 

 with high load shock absorbers MY2H40TFG-300H Link 

40 350 
 standard MY2H40TFG-350 Link 

 with high load shock absorbers MY2H40TFG-350H Link 

40 400 
 standard MY2H40TFG-400 Link 

 with high load shock absorbers MY2H40TFG-400H Link 

40 450 
 standard MY2H40TFG-450 Link 

 with high load shock absorbers MY2H40TFG-450 Link 

40 500 
 standard MY2H40TFG-500 Link 

 with high load shock absorbers MY2H40TFG-500H Link 

 
Double guide (HT) 
 

 
 

 
 

 
 

 

25 50 
 standard MY2HT25TFG-50 Link 

 with high load shock absorbers MY2HT25TFG-50H Link 

25 100 
 standard MY2HT25TFG-100 Link 

 with high load shock absorbers MY2HT25TFG-100H Link 

25 150 
 standard MY2HT25TFG-150 Link 

 with high load shock absorbers MY2HT25TFG-150H Link 

25 200 
 standard MY2HT25TFG-200 Link 

 with high load shock absorbers MY2HT25TFG-200H Link 

25 250 
 standard MY2HT25TFG-250 Link 

 with high load shock absorbers MY2HT25TFG-250H Link 

25 300 
 standard MY2HT25TFG-300 Link 

 with high load shock absorbers MY2HT25TFG-300H Link 

25 350 
 standard MY2HT25TFG-350 Link 

 with high load shock absorbers MY2HT25TFG-350H Link 

25 400 
 standard MY2HT25TFG-400 Link 

 with high load shock absorbers MY2HT25TFG-400H Link 

25 450 
 standard MY2HT25TFG-450 Link 

 with high load shock absorbers MY2HT25TFG-450H Link 

25 500 
 standard MY2HT25TFG-500 Link 

 with high load shock absorbers MY2HT25TFG-500H Link 

25 550 
 standard MY2HT25TFG-550 Link 

 with high load shock absorbers MY2HT25TFG-550H Link 

25 600 
 standard MY2HT25TFG-600 Link 

 with high load shock absorbers MY2HT25TFG-600H Link 

40 50 
 standard MY2HT40TFG-50 Link 

 with high load shock absorbers MY2HT40TFG-50H Link 

40 100 
 standard MY2HT40TFG-100 Link 

 with high load shock absorbers MY2HT40TFG-100H Link 

  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-200
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-200H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-250
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-250H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-300
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-300H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-350
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-350H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-400
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-400H
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-450
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-450
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-500
https://www.smc.eu/en-eu/reference?quote=MY2H40TFG-500H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-50
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-50H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-100
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-100H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-150
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-150H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-200
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-200H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-250
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-250H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-300
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-300H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-350
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-350H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-400
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-400H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-450
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-450H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-500
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-500H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-550
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-550H
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-600
https://www.smc.eu/en-eu/reference?quote=MY2HT25TFG-600H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-50
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-50H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-100
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-100H
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Type 
Bore Ø 

[mm] 

Hub 

[mm] 

Mat. 
no. 

Describtion SMC Part no. Data sheet/CAD 

 
Double guide (HT) 
 

 

40 150 
 standard MY2HT40TFG-150 Link 

 with high load shock absorbers MY2HT40TFG-150H Link 

40 200 
 standard MY2HT40TFG-200 Link 

 with high load shock absorbers MY2HT40TFG-200H Link 

40 250 
 standard MY2HT40TFG-250 Link 

 with high load shock absorbers MY2HT40TFG-250H Link 

40 300 
 standard MY2HT40TFG-300 Link 

 with high load shock absorbers MY2HT40TFG-300H Link 

40 350 
 standard MY2HT40TFG-350 Link 

 with high load shock absorbers MY2HT40TFG-350H Link 

40 400 
 standard MY2HT40TFG-400 Link 

 with high load shock absorbers MY2HT40TFG-400H Link 

40 450 
 standard MY2HT40TFG-450 Link 

 with high load shock absorbers MY2HT40TFG-450H Link 

40 500 
 standard MY2HT40TFG-500 Link 

 with high load shock absorbers MY2HT40TFG-500H Link 

40 550 
 standard MY2HT40TFG-550 Link 

 with high load shock absorbers MY2HT40TFG-550H Link 

40 600 
 standard MY2HT40TFG-600 Link 

 with high load shock absorbers MY2HT40TFG-600H Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 

3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-150
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-150H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-200
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-200H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-250
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https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-300
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https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-350
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-350H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-400
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-400H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-450
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-450H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-500
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-500H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-550
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-550H
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-600
https://www.smc.eu/en-eu/reference?quote=MY2HT40TFG-600H
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Part Lifter 

Approved according to VW standard 39D882 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20. SMC Part no. Data sheet/CAD 

 
Design 6 and 9 
 

Clamping disc 
part 2 
of standard 

 

retaining shell 
part 3 

of standard 

  
  

 

35 60  CG1BN35-S1638-60 Link   
   

35 90 110T116561 CG1BN35-S6581-90 Link 

     

part 2   39D882/2  

     

     

part 3   39D881/3  

     

 
Design 10 and 11 

     

35 60 110T117099 MGZ32TFZ-60- DCI4623I Link 

    
 

35 90 110T117100 MGZ32TFZ-90- DCI4622I Link 

     

Approved according to VW standard 39D887 
Part lifter for vacuum 

connection 

Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20. SMC Part no. Data sheet/CAD 

Cylinder without flange 
plate, complete with all 
fittings 

40 50  
C96KDB40-0050-CEV10217 
according to 39D887/20 

Link 

40 80  
C96KDB40-0080-CEV10217 
according to 39D887/21 

Link 

40 160  
C96KDB40-0160-CEV10217 
according to 39D887/22 

Link 

   + 
 

Cylinder with flange plate: 
part 7 

Cylinder stroke 50 mm with flange plate, part 7 
enclosed 

39D887-23 Link 

Cylinder stroke 80 mm with flange plate, part 7 
enclosed 

39D887-24 Link 

Cylinder stroke 160 mm with flange plate, part 7 
enclosed 

39D887-25 Link 

   + 
 
Cylinder with flange plate 
part 8 

Cylinder stroke 50 mm with flange plate, part 8 
enclosed 

39D887-26 Link 

Cylinder stroke 850 mm with flange plate, part 8 
enclosed 

39D887-27 Link 

Cylinder stroke 160 mm with flange plate, part 8 
enclosed 

39D887-28 Link 

 

Applicable auto switch (Please Note: only in 
accordance with VW): 3-wire, PNP, 24 VDC, 
connector: M12 - 4 pin, lead wire length: 0,5 m 

D-M9PSDPC Link 

  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d882/39d882_6.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d882/39d882_9.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d882/39d882_10.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d882/39d882_11.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_20_cyl-stroke-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_21_cyl-stroke-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_22_cyl-stroke-160.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_23.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_24.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_25.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_26.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_27.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/39d887/39d887_28.zip
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Restricted Zone Cylinder 

 

Operating data   

Operating pressure max. 8 bar 

Operating temperature: -5°C to 60°C 

 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

 

40 100  C76KE40-100/Z-5307 Link 

40 125  C76KE40-125/Z-5306 Link 

40 150 110T138317 C76KE40-150/Z-5393 Link 

40 175  C76KE40-175/Z-5586 Link 

40 200  C76KE40-200/Z-5587 Link 

40 225  C76KE40-225/Z-5588 Link 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_100_z_5307.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_125_z_5306.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_150_z_5393.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_175_z_5586.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_200_z_5587.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/taburaumzyl/c76ke40_225_z_5588.zip
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Compact Cylinder, ⌀ 20 to ⌀ 200 mm 

Operating data   

Operating pressure: max. 10 bar 

Operating temperature: -10°C to +60°C 

 
(Only a limited selection is shown here, other models are available.) 
 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

Female piston rod 
thread 

 

 

20 10  CDQ2B20-10DCZ Link 

20 15  CDQ2B20-15DCZ Link 

20 20  CDQ2B20-20DCZ Link 

20 25  CDQ2B20-25DCZ Link 

20 30  CDQ2B20-30DCZ Link 

20 40  CDQ2B20-40DCZ Link 

20 50  CDQ2B20-50DCZ Link 

25 10  CDQ2B25-10DCZ Link 

25 15  CDQ2B25-15DCZ Link 

25 20  CDQ2B25-20DCZ Link 

25 25  CDQ2B25-25DCZ Link 

25 30  CDQ2B25-30DCZ Link 

25 40  CDQ2B25-40DCZ Link 

25 50  CDQ2B25-50DCZ Link 

32 10  CDQ2B32TF-10DCZ Link 

32 15  CDQ2B32TF-15DCZ Link 

32 20 110T033810 CDQ2B32TF-20DCZ Link 

32 25 110T503006 CDQ2B32TF-25DCZ Link 

32 30  CDQ2B32TF-30DCZ Link 

32 40  CDQ2B32TF-40DCZ Link 

32 50  CDQ2B32TF-50DCZ Link 

32 75 110T504602 CDQ2B32TF-75DCZ Link 

32 100  CDQ2B32TF-100DCZ Link 

40 10  CDQ2B40TF-10DCZ Link 

40 20  CDQ2B40TF-20DCZ Link 

40 30  CDQ2B40TF-30DCZ Link 

40 40  CDQ2B40TF-40DCZ Link 

40 50  CDQ2B40TF-50DCZ Link 

40 75  CDQ2B40TF-75DCZ Link 

40 100  CDQ2B40TF-100DCZ Link 

50 10  CDQ2B50TF-10DCZ Link 

50 20  CDQ2B50TF-20DCZ Link 

50 30  CDQ2B50TF-30DCZ Link 

50 40  CDQ2B50TF-40DCZ Link 

50 50  CDQ2B50TF-50DCZ Link 

50 75  CDQ2B50TF-75DCZ Link 

50 100  CDQ2B50TF-100DCZ Link 

Table of contents 

https://www.smc.eu/en-eu/reference?quote=CDQ2B20-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-15DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-25DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-15DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-25DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-15DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-25DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-100DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-100DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-100DCZ
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Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

Female piston rod 
thread 

 

 

63 10  CDQ2B63TF-10DCZ Link 

63 20  CDQ2B63TF-20DCZ Link 

63 30  CDQ2B63TF-30DCZ Link 

63 40  CDQ2B63TF-40DCZ Link 

63 50  CDQ2B63TF-50DCZ Link 

63 75  CDQ2B63TF-75DCZ Link 

63 100  CDQ2B63TF-100DCZ Link 

80 10  CDQ2B80TF-10DCZ Link 

80 20  CDQ2B80TF-20DCZ Link 

80 30  CDQ2B80TF-30DCZ Link 

80 40  CDQ2B80TF-40DCZ Link 

80 50  CDQ2B80TF-50DCZ Link 

80 75  CDQ2B80TF-75DCZ Link 

80 100  CDQ2B80TF-100DCZ Link 

100 10  CDQ2B100TF-10DCZ Link 

100 20  CDQ2B100TF-20DCZ Link 

100 30  CDQ2B100TF-30DCZ Link 

100 40  CDQ2B100TF-40DCZ Link 

100 50  CDQ2B100TF-50DCZ Link 

100 75  CDQ2B100TF-75DCZ Link 

100 100  CDQ2B100TF-100DCZ Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 

3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

 
 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

Male piston rod 
thread 

 

 

20 10  CDQ2B20-10DMZ Link 

20 15  CDQ2B20-15DMZ Link 

20 20  CDQ2B20-20DMZ Link 

20 25  CDQ2B20-25DMZ Link 

20 30  CDQ2B20-30DMZ Link 

20 40  CDQ2B20-40DMZ Link 

20 50  CDQ2B20-50DMZ Link 

25 10  CDQ2B25-10DMZ Link 

25 15  CDQ2B25-15DMZ Link 

25 20  CDQ2B25-20DMZ Link 

25 25  CDQ2B25-25DMZ Link 

25 30  CDQ2B25-30DMZ Link 

25 40  CDQ2B25-40DMZ Link 

25 50  CDQ2B25-50DMZ Link 

32 10  CDQ2B32TF-10DMZ Link 

32 15  CDQ2B32TF-15DMZ Link 

https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-100DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-100DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-10DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-20DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-30DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-40DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-50DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-75DCZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-100DCZ
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-15DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-25DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B20-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-15DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-25DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B25-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-15DMZ
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Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

Male piston rod 
thread 

 

 

32 20  CDQ2B32TF-20DMZ Link 

32 25  CDQ2B32TF-25DMZ Link 

32 30  CDQ2B32TF-30DMZ Link 

32 40  CDQ2B32TF-40DMZ Link 

32 50  CDQ2B32TF-50DMZ Link 

32 75  CDQ2B32TF-75DMZ Link 

32 100  CDQ2B32TF-100DMZ Link 

40 10  CDQ2B40TF-10DMZ Link 

40 20  CDQ2B40TF-20DMZ Link 

40 30  CDQ2B40TF-30DMZ Link 

40 40  CDQ2B40TF-40DMZ Link 

40 50  CDQ2B40TF-50DMZ Link 

40 75  CDQ2B40TF-75DMZ Link 

40 100  CDQ2B40TF-100DMZ Link 

50 10  CDQ2B50TF-10DMZ Link 

50 20  CDQ2B50TF-20DMZ Link 

50 30  CDQ2B50TF-30DMZ Link 

50 40  CDQ2B50TF-40DMZ Link 

50 50  CDQ2B50TF-50DMZ Link 

50 75  CDQ2B50TF-75DMZ Link 

50 100  CDQ2B50TF-100DMZ Link 

63 10  CDQ2B63TF-10DMZ Link 

63 20  CDQ2B63TF-20DMZ Link 

63 30  CDQ2B63TF-30DMZ Link 

63 40  CDQ2B63TF-40DMZ Link 

63 50  CDQ2B63TF-50DMZ Link 

63 75  CDQ2B63TF-75DMZ Link 

63 100  CDQ2B63TF-100DMZ Link 

80 10  CDQ2B80TF-10DMZ Link 

80 20  CDQ2B80TF-20DMZ Link 

80 30  CDQ2B80TF-30DMZ Link 

80 40  CDQ2B80TF-40DMZ Link 

80 50  CDQ2B80TF-50DMZ Link 

80 75  CDQ2B80TF-75DMZ Link 

80 100  CDQ2B80TF-100DMZ Link 

100 10  CDQ2B100TF-10DMZ Link 

100 20  CDQ2B100TF-20DMZ Link 

100 30  CDQ2B100TF-30DMZ Link 

100 40  CDQ2B100TF-40DMZ Link 

100 50  CDQ2B100TF-50DMZ Link 

100 75  CDQ2B100TF-75DMZ Link 

100 100  CDQ2B100TF-100DMZ Link 
 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 

3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-25DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B32TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B40TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B50TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B63TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B80TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-10DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-20DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-30DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-40DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-50DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-75DMZ
https://www.smc.eu/en-eu/reference?quote=CDQ2B100TF-100DMZ
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Compact Cylinder for Press-Shop Pusher Application, ⌀ 125, 160 and 200 mm 

 

Operating data   

Operating pressure: max. 10 bar 

Operating temperature: -20°C to +80°C 

 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Pat no. Data sheet/CAD 

 
The compact cylinders Ø 
125, 160 and 200 mm are 
complete with 2 pieces of 
mounting strips 

 
 

The cylinder has no 
magnet ring! 

125 75  CQ2B125TF-75Z-DCP0202P Link 

125 100  CQ2B125TF-100Z-DCP0202P Link 

125 125  CQ2B125TF-125Z-DCP0202P Link 

125 150  CQ2B125TF-150Z-DCP0202P Link 

125 175  CQ2B125TF-175Z-DCP0202P Link 

125 200  CQ2B125TF-200Z-DCP0202P Link 

160 75  CQ2B160TF-75Z-DCP0203P Link 

160 100  CQ2B160TF-100Z-DCP0203P Link 

160 125  CQ2B160TF-125Z-DCP0203P Link 

160 150  CQ2B160TF-150Z-DCP0203P Link 

160 175  CQ2B160TF-175Z-DCP0203P Link 

160 200  CQ2B160TF-200Z-DCP0203P Link 

200 75  CQ2B200TF-75Z-DCP0204P Link 

200 100  CQ2B200TF-100Z-DCP0204P Link 

200 125  CQ2B200TF-125Z-DCP0204P Link 

200 150  CQ2B200TF-150Z-DCP0204P Link 

200 175  CQ2B200TF-175Z-DCP0204P Link 

200 200  CQ2B200TF-200Z-DCP0204P Link 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-75.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-150.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-175.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-125/stroke-200.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-75.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-150.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-175.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-160/stroke-200.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-75.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-125.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-150.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-175.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/sc-200/hub-200.zip
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Cylinders for special use as "swivel on the floor" for Press-Shop-Toolings 

 

Operating data   

Operating pressure: max. 8 bar 

Operating temperature: -5°C to +60°C 

 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

 

50 50  MGPA50TF-050Z-CEV10095 Link 

50 80  MGPA50TF-080Z-CEW10098 Link 

50 100  MGPA50TF-100Z-CEV10022 Link 

50 150  MGPA50TF-150Z-CEV10096 Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

 

4.1.2.4 Cylinder for Plate Separation 

 

Operating data   

Operating pressure: max. 8 bar 

Operating temperature: -5°C to +60°C 

 

Type 
Bore Ø 

[mm] 

Stroke 

[mm] 
Stock ME20 SMC Part no. Data sheet/CAD 

Cylinder 
without 
spring 
element, but 
with all one-
touch fittings  

 

40 50  CD55WB40-0050-CEV10004 Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/turnunit/hub-50.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/turnunit/hub-80.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/turnunit/hub-100.zip
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/turnunit/hub-150.zip
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/4.1.2.4-seperator.zip
https://www.smc.eu/en-eu/reference?quote=D-M9PSDPC
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4 Approval list for components 

4.1 Energy Transmission 
4.1.2 Pneumatic Cylinder and Accessories 

4.1.2.4 Rotary actuators 

Operating data   

Operating pressure: max. 8 bar 

Operating temperature: 0°C to 60°C 

   

Rotary actuators marked red are approved according to VW standard 39D21002 
 

Type Description Mat. no. SMC Part no. Data sheet/CAD 

 
Rotary Table, series MSQ, 
built-in magnet 

version ***A 

- rubber bumper 
- pivoting angle adjustment 
range 0°- 190° 

B485784 MSQB50A-XF Link 

B485785 MSQB70A-XF Link 

B485778 MSQB100A-XF Link 

B485780 MSQB200A-XF Link 

version***R, max. 6 bar 

- internal shock absorber 
- pivoting angle adjustment 

range 0°-190° 

B180920 MSQB50R-XF Link 

B485786 MSQB70R-XF Link 

B485779 MSQB100R-XF Link 

B485781 MSQB200R-XF Link 

Vane type rotary 
actuator, 
double vane,  
series CRB1, 
without auto 
switch unit 

 

 

  

 

Size 50, double acting, 90°  CRB1BW50-90DE-XF Link 

Size 63, double acting, 90°  CRB1BW63-90DE-XF Link 

Size 80, double acting, 90°  CRB1BW80-90DE-XF Link 

Size 100, double acting, 90°  CRB1BW100-90DE-XF Link 

 
 
Foot bracket set: 

 

1 Set foot bracket, 
Size 50 

 P411020-5 Link 

1 Set foot bracket, 
Size 63 

 P411030-5 Link 

1 Set foot bracket, 
Size 80 

 P411040-5 Link 

1 Set foot bracket, 
Size 100 

 P411050-5 Link 

 
Rotary Actuator, Rack & Pinion 
Type, series CRA1, 
built-in magnet 

Ø 50mm/90°/9,3Nm/1/8"  CDRA1BS50TF-90Z Link 

Ø 50mm/180°/9,3Nm/1/8"  CDRA1BS50TF-180Z Link 

Ø 63mm/90°/17 Nm/1/8"  CDRA1BS63TF-90Z Link 

Ø 63mm/180°/17 Nm/1/8"  CDRA1BS63TF-180Z Link 

Ø 80mm/90°/32 Nm/1/4"  CDRA1BS80TF-90Z Link 

Ø 80mm/180°/32 Nm/1/4"  CDRA1BS80TF-180Z Link 

Ø 100mm/90°/74 Nm/3/8"  CDRA1BS100TF-90Z Link 

Ø 100mm/180°/74 Nm/3/8"  CDRA1BS100TF-180Z Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.5 Booster Regulator/Pressure Air Tank 

Operating data   

Operating pressure: up to 16 bar 

Operating temperature: 2°C to 80°C 

   

approved according to BV 1.13 
 

Type Port size 
Pressure 

increase ratio 

Outlet 
pressure 

Stock ME20 
SMC 

Part no. 
Data sheet/CAD 

 

G 1/4 1:2 bis 10 bar  VBA10A-F02 Link 

G 1/4 1:4 bis 20 bar  VBA11A-F02 Link 

G 3/8 1:2 bis 10 bar 110T135552 VBA20A-F03 Link 

G1/2 1:2 bis 10 bar 110T504679 VBA40A-F04 Link 

G1/2 1:2 bis 16 bar  VBA43A-F04 Link 

G 3/8 1:2 bis 10 bar  VBA22A-F03 Link 

G1/2 1:2 bis 10 bar  VBA42A-F04 Link 

 

Type  Description 
SMC 

Part no. 
Data sheet/CAD 

Pressure air tank, complete 
(with pressure relief valve, 
set to 8 bar):  

39D 22022/10 

Pressure air tank 20 liter 

DLT20L-
CEW30006 

Link 

With installed pressure relief valve, 0.8 MPa 

In / Out = G1 

condensat = G3/8 

P max. = 8 bar / 0,8 MPa 

Ordering spare parts for the 
pressure relief valve unit: 

39D 22022/20, consisting of: 

 

Part name Port size 

PP-LDY196  

1 pressure relief valve, 0.8 MPa G1/4 

2 reduction nipple G1/2-G1/4 

3 srew-in elbow 90°  G1/2 

4 reduction nipple G1-G1/2 

5 tee connector  G1 

  

Ordering spare parts air tank:  

39D 22022/1 
Pressure air tank 20 liter 

DLT20L-10-
CEW30006 

 

In / Out = G1 

condensat = G3/8 
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4 Approval list for components 

4.1 Energy Transmission 
4.1.7 Compact Guide Cylinder 

Operating data   

Operating pressure: Max. 10 bar 

Operating temperature: -10°C to 60°C 

   

approved according to VW standard 39V1587 
 
Only the cylinders with slide bearing are listed here, the cylinders are also available with ball bushing and in various other 
designs. Please contct us. 
 

Type 
Bore Ø 
[mm] 

Stroke 

[mm] 
Mat. no. SMC Part no. Data sheet/CAD 

 

 
 

Cylinder series MGPM, 
slide bearing, 
Ø 12 mm to Ø 100 mm, 

built-in magnet 

12 10  MGPM12-10Z Link 

12 20  MGPM12-20Z Link 

12 30  MGPM12-30Z Link 

12 40  MGPM12-40Z Link 

12 50  MGPM12-50Z Link 

12 75  MGPM12-75Z Link 

12 100  MGPM12-100Z Link 

16 10  MGPM16-10Z Link 

16 20  MGPM16-20Z Link 

16 30  MGPM16-30Z Link 

16 40  MGPM16-40Z Link 

16 50  MGPM16-50Z Link 

16 75  MGPM16-75Z Link 

16 100  MGPM16-100Z Link 

20 20  MGPM20TF-20Z Link 

20 30  MGPM20TF-30Z Link 

20 40  MGPM20TF-40Z Link 

20 50  MGPM20TF-50Z Link 

20 75  MGPM20TF-75Z Link 

20 100  MGPM20TF-100Z Link 

20 125  MGPM20TF-125Z Link 

20 150  MGPM20TF-150Z Link 

20 200  MGPM20TF-200Z Link 

25 20  MGPM25TF-20Z Link 

25 30  MGPM25TF-30Z Link 

25 40  MGPM25TF-40Z Link 

25 50  MGPM25TF-50Z Link 

25 75  MGPM25TF-75Z Link 

25 100  MGPM25TF-100Z Link 

25 125  MGPM25TF-125Z Link 

25 150  MGPM25TF-150Z Link 

25 200  MGPM25TF-200Z Link 
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Type 
Bore Ø 

[mm] 

Stroke 
[mm] 

Mat. no. SMC Part no. Data sheet/CAD 

 

 
 

Cylinder series MGPM, 

slide bearing, 

Ø 12 mm to Ø 100 mm, 

built-in magnet 

32 25  MGPM32TF-25Z  Link 

32 50  MGPM32TF-50Z  Link 

32 75  MGPM32TF-75Z  Link 

32 100  MGPM32TF-100Z  Link 

32 125  MGPM32TF-125Z  Link 

32 150  MGPM32TF-150Z  Link 

32 175  MGPM32TF-175Z Link 

32 200  MGPM32TF-200Z  Link 

40 25  MGPM40TF-25Z  Link 

40 50  MGPM40TF-50Z  Link 

40 75  MGPM40TF-75Z  Link 

40 100 110T509535 MGPM40TF-100Z  Link 

40 125  MGPM40TF-125Z  Link 

40 150  MGPM40TF-150Z  Link 

40 175  MGPM40TF-175Z  Link 

40 200  MGPM40TF-200Z  Link 

50 25  MGPM50TF-25Z  Link 

50 50  MGPM50TF-50Z  Link 

50 75  MGPM50TF-75Z  Link 

50 100  MGPM50TF-100Z  Link 

50 125  MGPM50TF-125Z  Link 

50 150  MGPM50TF-150Z  Link 

50 175  MGPM50TF-175Z  Link 

50 200  MGPM50TF-200Z  Link 

63 25  MGPM63TF-25Z  Link 

63 50  MGPM63TF-50Z  Link 

63 75  MGPM63TF-75Z  Link 

63 100  MGPM63TF-100Z Link 

63 125  MGPM63TF-125Z  Link 

63 150  MGPM63TF-150Z  Link 

63 175  MGPM63TF-175Z  Link 

63 200  MGPM63TF-200Z  Link 

80 25  MGPM80TF-25Z  Link 

80 50  MGPM80TF-50Z  Link 

80 75  MGPM80TF-75Z Link 

80 100  MGPM80TF-100Z  Link 

80 125  MGPM80TF-125Z  Link 

80 150  MGPM80TF-150Z  Link 

80 175  MGPM80TF-175Z  Link 

80 200  MGPM80TF-200Z  Link 

  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=MGPM32TF-25Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-50Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-75Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-100Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-125Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-150Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-175Z
https://www.smc.eu/en-eu/reference?quote=MGPM32TF-200Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-25Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-50Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-75Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-100Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-125Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-150Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-175Z
https://www.smc.eu/en-eu/reference?quote=MGPM40TF-200Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-25Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-50Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-75Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-100Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-125Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-150Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-175Z
https://www.smc.eu/en-eu/reference?quote=MGPM50TF-200Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-25Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-50Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-75Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-100Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-125Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-150Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-175Z
https://www.smc.eu/en-eu/reference?quote=MGPM63TF-200Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-25Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-50Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-75Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-100Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-125Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-150Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-175Z
https://www.smc.eu/en-eu/reference?quote=MGPM80TF-200Z


 

 

 

   

 

 

   

Revision 1.6 

2021-03-16 

VW BV 1.13 PW 

Company SMC Deutschland GmbH 

 

Page 37/59 

 

 
 

Type 
Bore Ø 

[mm] 

Stroke 
[mm] 

Mat. no. SMC Part no. Data sheet/CAD 

 
 

Cylinder series MGPM, 

slide bearing, 

Ø 12 mm to Ø 100 mm, 

built-in magnet 

100 25  MGPM100TF-25Z  Link 

100 50  MGPM100TF-50Z  Link 

100 75  MGPM100TF-75Z  Link 

100 100  MGPM100TF-100Z  Link 

100 125  MGPM100TF-125Z  Link 

100 150  MGPM100TF-150Z  Link 

100 175  MGPM100TF-175Z  Link 

100 200  MGPM100TF-200Z  Link 

 

Applicable auto switch (Please Note: only in accordance with VW) 

Type Description SMC Part no. Data sheet/CAD 

 

3-wire, PNP, 24 VDC, connector: M12 - 4 pin, 
lead wire length: 0,5 m D-M9PSDPC Link 
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4 Approval list for components 

4.2 Energy Control and Energy Regulation 
4.2.1 Directional Control Valves and Accessories 

4.2.1.2 Mechanical Valves 

Approved according to VW standard 39D22021 

Type Description Mat. no. SMC Part no. Data sheet/CAD 

 
 

 

 

Roller lever 

 

- 2/2 mechanical valve 

- approx. 125 Nl/min 

- port size 1/8" 

- with hard steel roller 

 VM121-F01-01SA Link 

 
valve with mounting bracket: 

VM121-F01-01SA-B 
Link 

 

- 3/2 mechanical valve 

VW standard 39D22021/3 

- approx. 125 Nl/min 

- port size 1/8" 

- with hart steel roller 

 VM131-F01-01SA Link 

 
valve with mounting bracket: 

VM131-F01-01SA-B 
Link 

 
 

 

Roller plunger 

 

- 2/2 mechanical valve 

- approx. 125 Nl/min 

- port size 1/8 

- with hart steel roller 

 VM120-F01-06SA Link 

 
valve with mounting bracket: 

VM120-F01-06SA-B 
Link 

 

- 3/2 mechanical valve 

VW standard 39D22021/1 

- approx. 125 Nl/min 

- connector size 1/8" 

- with hart steel roller 

 VM130-F01-06SA Link 

 
valve with mounting bracket: 

VM130-F01-06SA-B 
Link 

 
 

 

Roller lever 

 

- 2/2 mechanical valve 

- approx. 900 Nl/min 

- connector size 1/4" 

- with hard steel roller 

 VM220-F02-01SA Link 

 
valve with mounting bracket: 

VM220-F02-01SA-B 
Link 

 

- 3/2 mechanical valve 

- approx. 900 Nl/min 

- connector size 1/4" 

- with hard steel roller 

 VM230-F02-01SA Link 

 
valve with mounting bracket: 

VM230-F02-01SA-B 
Link 

 
 

 

Roller plunger 

 

- 2/2 mechanical valve 

- approx. 900 Nl/min 

- connector size 1/4" 

- operating pressure 10 bar 

- with hart steel roller 

 VM220-F02-06SA Link 

 
valve with mounting bracket: 

VM220-F02-06SA-B 
Link 

 

- 3/2 mechanical valve 

- approx. 900 Nl/min 

- port size 1/4" 

- operating pressure 10 bar 

- with hart steel roller 

 VM230-F02-06SA Link 

 
valve with mounting bracket: 

VM230-F02-06SA-B 
Link 
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4 Approval list for components 

4.2 Energy Control and Energy Regulation 
4.2.1 Directional Control Valves and Accessories 

4.2.1.4 5/2 Directional Control Valves and 5/3 Directional Control Valves 

Operating data   

Operating pressure: Max. 10 bar 

Operating temperature: 5°C to 60°C 

 

Type Description 
Mat. 
no. 

Stock 
ME20 

SMC Part no. 
Data sheet 

/CAD 

VW-standard 39D22020/1 

 
 

 
 

5/2 directional control 
valves, 
ISO Standard 5599-2 

Air operated 

 - approx. 3.200 Nl/min 

 

 - completely assembled 

assembly consisting of: 

 - subplate 

 - valve 

 - silencer 

 - ports P, A/B = one-touch 
fittings for tube Ø 16 mm 

 - pilot ports 12 / 14 = one-touch 
fittings for tube Ø 8 mm 

  

EVSA7-8-FG-D-2- CEV20067 Link 

 
 

5/2 Directional control 
valves 

- approx. 3.200 Nl/min 

 

 - completely assembled 
assembly consisting of: 

 - subplate 

 - valve 

 - silencer 

 - ports P, A/B = one-touch 
fittings for tube Ø 16 mm 
 - Electrical entry: M12-central 
connector 

  

SRE-CEY20015 Link 

 

Connection cable for valve, M12   EX9-AC* Link 
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Typ 
Type of 

actuation 
Port size 

A/B 
Mat. no. 

Stock 
ME20 

SMC Part no. Data sheet/CAD 

Serie SYA 

5 Port air operated valves 

 

 
 

- model 5000 

- flow rate approx.220 to 
approx. 550 Nl/min, 
depending on model 

- A/B = one-touch fitting 

- P/R = port size G1/8 

2-position single 

C4   SYA5120-C4F Link 

C6   SYA5120-C6F Link 

C8   SYA5120-C8F Link 

2-position double 

C4   SYA5220-C4F Link 

C6   SYA5220-C6F Link 

C8   SYA5220-C8F Link 

3-position exhaust 
center 

C4   SYA5420-C4F Link 

C6   SYA5420-C6F Link 

C8   SYA5420-C8F Link 

3-position pressure 
center 

C4   SYA5520-C4F Link 

C6   SYA5520-C6F Link 

C8   SYA5520-C8F Link 

Serie SYA 

5 Port air operated valves 

 

 
 

- model 7000 

- flow rate approx. 630 to 
approx. 900 Nl/min, 
depending on model 

- A/B = one-touch fitting 

- P = port size G1/4 

- EA/EB = port size G1/8 

2-position single 
C8   SYA7120-C8F Link 

C10   SYA7120-C10F Link 

2-position double 
C8   SYA7220-C8F Link 

C10   SYA7220-C10F Link 

3-position exhaust 
center 

C8   SYA7420-C8F Link 

C10   SYA7420-C10F Link 

3-position pressure 
center 

C8   SYA7520-C8F Link 

C10   SYA7520-C10F Link 
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4 Approval list for components 

4.2 Energy Control and Energy Regulation 
 Press safety valves and accessories 

4.2.2.3 Manifolds for Data-bus-control 

 

The manifold technology and the associated bus technology are constantly facing new challenges and technical 
specifications. These are often project-related and cannot be shown here in full. 
Please contact us about your project. Many Thanks. 

 

 

Series VQM2 
→ Up to 10 double-acting valves 

→ Each valve with a flow rate up to 800 Nl/min 

→ Equipped according to VW standards 

→ All bus systems commonly used by VW are available 

→ Start-up valve according to VW standards included 

→ Pilot air monitoring included 

→ Manifold will be delivered completely mounted 

   

 

Series VQM4 
→ Up to 10 double-acting valves 

→ Each valve with a flow rate up to 2000 Nl 

→ Equipped according to VW standards 

→ All bus systems commonly used by VW are available 

→ Start-up valve according to VW standards included 

→ Control air monitoring included 

→ Manifold will be delivered completely mounted 

 
  

Table of contents 



 

 

 

   

 

 

   

Revision 1.6 

2021-03-16 

VW BV 1.13 PW 

Company SMC Deutschland GmbH 

 

Page 42/59 

 

4 Approval list for components 

4.2 Energy Control and Energy Regulation 
4.2.3 Flow Control Valves 

4.2.3.3 Speed Controller 

 

Type Port size SMC Part no. Data sheet/CAD 

 

Speed controller, 
metal body 

according to 
39D1387 

G 1/8 AS2200-G01D-DPH00748 Link 

G 1/4 AS2200-G02D-DPH00749 Link 

G 3/8 AS3200-G03D-DPH00750 Link 

G 1/2 AS4200-G04D-DPH00751 Link 

 

 
 

Speed controllers with exhaust 
air throttling (meter-out) 

(grey release button) 

1/8" with one-touch fitting Ø 6 mm AS2201F-01-06SA Link 

1/8" with one-touch fitting Ø 8 mm AS2201F-01-08SA Link 

1/4" with one-touch fitting Ø 6 mm AS2201F-02-06SA Link 

1/4" with one-touch fitting Ø 8 mm AS2201F-02-08SA Link 

1/4" with one-touch fitting Ø 10 mm AS2201F-02-10SA Link 

3/8" with one-touch fitting Ø 8 mm AS3201F-03-08SA Link 

3/8" with one-touch fitting Ø 10 mm AS3201F-03-10SA Link 

3/8" with one-touch fitting Ø 12 mm AS3201F-03-12SA Link 

1/2" with one-touch fitting Ø 10 mm AS4201F-04-10SA Link 

1/2" with one-touch fitting Ø 12 mm AS4201F-04-12SA Link 

1/2" with one-touch fitting Ø 16 mm AS4201F-04-16SA Link 

 

  
 

Speed controllers with supply 

air throttling (meter-in) 

(blue release button) 

e.g. for usage as exhaust air 
throttle in manifolds 
according to 39D1497 

1/8" with one-touch fitting Ø 6 mm AS2211F-01-06SA Link 

1/8" with one-touch fitting Ø 8 mm AS2211F-01-08SA Link 

1/4" with one-touch fitting Ø 6 mm AS2211F-02-06SA Link 

1/4" with one-touch fitting Ø 8 mm AS2211F-02-08SA Link 

1/4" with one-touch fitting Ø 10 mm AS2211F-02-10SA Link 

3/8" with one-touch fitting Ø 8 mm AS3211F-03-08SA Link 

3/8" with one-touch fitting Ø 10 mm AS3211F-03-10SA Link 

3/8" with one-touch fitting Ø 12 mm AS3211F-03-12SA Link 

1/2" with one-touch fitting Ø 10 mm AS4211F-04-10SA Link 

1/2" with one-touch fitting Ø 12 mm AS4211F-04-12SA Link 

1/2" with one-touch fitting Ø 16 mm AS4211F-04-16SA Link 

 

 
 

Speed controllers, in-line 
All-metal design 
thread on both sides 

G 1/8 EAS2000-F01 Link 

G 1/4 EAS3000-F02 Link 

G 3/8 EAS3000-F03 Link 

G 1/2 EAS4000-F04 Link 

G 3/4 EAS500-F06 Link 

G 1 EAS600-F10 Link 

Rc 1 1/4 AS800-12 Link 

Rc 1 1/2 AS900-14 Link 

Rc 2 AS900-20 Link 
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https://www.smc.eu/en-eu/reference?quote=AS4201F-04-10SA
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4 Approval list for components 

4.2 Energy Control and Energy Regulation 
4.2.3 Flow Control Valves 

4.2.3.4 Quick Exhaust Valve 

Operating data   

Operating pressure:  

Model (E)AQ15□0: 1 to 7 bar 

Model EAQ2000 bis 5000: 0,5 to 10 bar  

Model AQ340 1 to 10 bar  

 

Type Port size 
Equivalent cross 

section (mm²) 
SMC Part no. Data sheet/CAD 

series EAQ 

Modell 1500 to 5000 

 

 
 

Quick exhaust valves 

M5 
IN → OUT = 2 mm² 

AQ1500-M5 Link 
OUT → EXH = 2,8 mm² 

G1/8 
IN → OUT = 4 mm² 

EAQ1510-F01 Link 
OUT → EXH = 5,8 mm² 

G1/8 
IN → OUT = 25 mm² 

EAQ2000-F01 Link 
OUT → EXH = 25 mm² 

G1/4 
IN → OUT = 35 mm² 

EAQ2000-F02 Link 
OUT → EXH = 40 mm² 

G1/4 
IN → OUT = 40 mm² 

EAQ3000-F02 Link 
OUT → EXH = 42 mm² 

G3/8 
IN → OUT = 60 mm² 

EAQ3000-F03 Link 
OUT → EXH = 70 mm² 

G1/2 
IN → OUT = 105 mm² 

EAQ5000-F04 Link 
OUT → EXH = 115 mm² 

G3/4 
IN → OUT = 135 mm² 

EAQ5000-F06 Link 
OUT → EXH = 180 mm² 

series EAQ (with bracket) 

Model 2000 to 5000 

 

 
 

Quick exhaust valves 

G1/4 
IN → OUT = 35 mm² 

EAQ2000-F02-CEU30004 Link 
OUT → EXH = 40 mm² 

G3/8 
I OUT → EXH = 60 mm² 

EAQ3000-F03-CEU30003  Link 
OUT → EXH = 70 mm² 

G1/2 
IN → OUT = 105 mm² 

EAQ5000-F04-CEU30002 Link 
OUT → EXH = 115 mm² 

G3/4 
IN → OUT = 135 mm² 

EAQ5000-F06-CEU30001 Link 
OUT → EXH = 180 mm² 

 
Inline-Quick exhaust valves 

One-touch 
fitting 
8 mm 

IN → OUT = 4 mm² 
AQ340F-08-00-X512 Link 

OUT → EXH = 4 mm² 
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4 Approval list for components 

4.2 Energy Control and Energy Regulation 
4.2.3 Flow Control Valves 

Operating data   

Operating pressure: Max. 10 bar 

4.2.3.4 Silencers 

Type Port size Description SMC Part no. 
Data 

sheet/CAD 

 

M5 Compact Resin Type AN05-M5 Link 

1/8" Compact Resin Type AN10-01 Link 

1/4" Compact Resin Type AN15-02 Link 

1/4" Compact Resin Type AN20-02 Link 

3/8" Compact Resin Type AN30-03 Link 

1/2" Compact Resin Type AN40-04 Link 

 

3/4" Metal Body Type AN500-06 Link 

1“ Metal Body Type AN600-10 Link 

1¼ Metal Body Type AN700-12 Link 

1½“ Metal Body Type AN800-14 Link 

2“ Metal Body Type AN900-20 Link 

 
Metering valve with silencer 

M5 Metering valve with silencer ASN2-M5 Link 

1/8" Metering valve with silencer ASN2-01-S Link 

1/4" Metering valve with silencer ASN2-02-S Link 

3/8" Metering valve with silencer ASN2-03-S Link 

1/2" Metering valve with silencer ASN2-04-S Link 

4.2.3.5 AND valve 

Type Description SMC Part no. 
Data 

sheet/CAD 

Transmiters "AND" 

AND valve with one-touch fitting 4 mm VR1211F-04 Link 

AND valve with one-touch fitting 6 mm VR1211F-06 Link 

   

4.2.3.6 shuttle valve 

Type Descrption SMC Part no 
Data 

sheet/CAD 

 

 
 

Transmiters „shuttle valve" 

Shuttle valve with one-touch fitting 4 mm VR1210F-04 Link 

Shuttle valve with one-touch fitting 6 mm VR1210F-06 Link 

Shuttle valve with one-touch fitting 8 mm VR1210F-08 Link 

Shuttle valve with one-touch fitting 6 mm VR1220F-06 Link 

Shuttle valve with one-touch fitting 8 mm VR1220F-08 Link 

Shuttle valve with one-touch fitting 10 mm VR1220F-10 Link 

Transmiters  
„shuttle valve“ 
with thread 

Shuttle valve with female thread G 1/8 EVR1210 Link 

Shuttle valve with female thread G 1/8 EVR1220 Link 
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4 Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.3 Flexible Tubings for Compressed Air 

Operating data   

Operating pressure: Max. 8 bar at 20°C 

Operating temperature: -20°C to 60°C 

Outer diameter (O.D.) 8 mm to 16 mm 

  
according to VW-standard 39D1497 
 
Note:  

→ High flexible. Tubings marked RED should preferably be used in accordance with VW standard 39D1497 

→ Various other tube diameters and colors are available, please contact us 
 

      SMC Part no.  

Type Size (metric) 

O.D./layer thickness 
d1 

O.D. 
d2 

I.D. 
colour 

Stock 
ME20 

Tube 
size/colour. 

Length 
per roll [m] 

Data sheet 

TU, Polyurethan Tubing 
 

 

8 × 1,5 

 

to be used for pilot 
pressure lines and 
drive lines for 
cylinders up to 
⌀ 40, vacuum 

generation 

8 5 black 2047 TU0805B- 
20 Link 

100 Link 

8 5 blue 2067 TU0805BU- 
20 Link 

100 Link 

8 5 red 2068 TU0805R- 
20 Link 

100 Link 

8 5 yellow  TU0805Y- 
20 Link 

100 Link 

10 × 1,75 

10 6,5 black 2048 TU1065B- 
20 Link 

100 Link 

10 6,5 blue 2071 TU1065BU- 
20 Link 

100 Link 

10 6,5 red 2072 TU1065R- 
20 Link 

100 Link 

12 × 2 

 

to be used for drive 
lines for cylinders 
from Ø 50 up to Ø 
80 mm 

12 8 black 2049 TU1208B- 
20 Link 

100 Link 

12 8 blue 2075 TU1208BU- 
20 Link 

100 Link 

12 8 red 2076 TU1208R- 
20 Link 

100 Link 

12 8 yellow   TU1208Y- 
20 Link 

100 Link 

16 × 3 

 

to be used for drive 
lines for cylinders 
from Ø 100 up to Ø 
160 mm 

16 10 black 2051 TU1610B- 
20 Link 

100 Link 

16 10 blue 2103 TU1610BU- 
20 Link 

100 Link 

16 10 red 2104 TU1610R- 
20 Link 

100 Link 

16 10 yellow 2105 TU1610Y- 
20 Link 

100 Link 
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Outer Diameter (O.D.) 20 mm, for increased compressed air demand 
 

Type Size (metric) 

O.D./layer thickness 

d1 
O.D. 

d2 
I.D. 

Colour 
Stock 
ME20 

SMC Part no. Data sheet 

 

20 × 3 20 14 

clear  99151-2014NAT  

red  99151-2014ROT  

blue  99151-2014BLAU  

yellow  99151-2014GELB  

 
 

High flexible coil tubings, not weld field immune. Further operating lengths and colours are available on 
request. 
 

Operating data   

Operating pressure: Max. 8 bar at 20°C 

Operating temperature: -20°C to 60°C 

Outer Diameter (O.D.) 8 mm to 16 mm 

 

Type 
Size (metric) 

O.D./layer thickness 
Number 
of coils 

Operat-
ing 

length 
Colour 

Stock 
ME20 

SMC Part no. Data sheet 

 
Polyurethane coil tubing 
one tube 

8 × 1,5 19 1 m 

black 

 TCU0805B-1-19-X6 Link 

41 2 m 110T44773 TCU0805B-1 Link 

66 3 m  TCU0805B-1-66-X6 Link 

90 4 m  TCU0805B-1-90-X6 Link 

10 × 2 16 1 m 
black 

110T145391 TCU1065B-1-16-X6 Link 

36 2 m  TCU1065B-1-36-X6 Link 

12 × 2 13 1 m 
black 

 TCU1208B-1-13-X6 Link 

30 2 m  TCU1208B-1-30-X6 Link 

 
Polyurethane coil tubing 

multi-tube 

10 × 2 16 × 2 1 m 
black 

 TCU0805B-2-16-X6 Link 

37 × 2 2 m  TCU0805B-2-37-X6 Link 

12 × 2 13 × 2 1 m 
black 

 TCU1065B-2-13-X6 Link 

30 × 2 2 m  TCU1065B-2-30-X6 Link 
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https://www.smc.eu/en-eu/reference?quote=TCU0805B-1
https://www.smc.eu/en-eu/reference?quote=TCU0805B-1-66-X6
https://www.smc.eu/en-eu/reference?quote=TCU0805B-1-90-X6
https://www.smc.eu/en-eu/reference?quote=TCU1065B-1-16-X6
https://www.smc.eu/en-eu/reference?quote=TCU1065B-1-36-X6
https://www.smc.eu/en-eu/reference?quote=TCU1208B-1-13-X6
https://www.smc.eu/en-eu/reference?quote=TCU1208B-1-30-X6
https://www.smc.eu/en-eu/reference?quote=TCU0805B-2-16-X6
https://www.smc.eu/en-eu/reference?quote=TCU0805B-2-37-X6
https://www.smc.eu/en-eu/reference?quote=TCU1065B-2-13-X6
https://www.smc.eu/en-eu/reference?quote=TCU1065B-2-30-X6
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Polyurethan Tubing, weld field immune 
 

Operating data   

Operating pressure: Max. 16 bar at 23°C 

Operating temperature: -20°C to 60°C 

  
Approved according to VW-standard 39D1497, Version Soft 
  
Note:  

very suitable for energy chains 

 

Type 
Size (metric) 

O.D./layer thickness 

d1 
O.D. 

d2 
I.D. 

Colour 
Stock 
ME20 

SMC Part no. Data sheet 

 

 
 
Polyurethane coil 

hardly inflammable 

(according to UL94 
standard) 

50 m roll 

8 × 2 8 4 

blue 

21-2067 SWELD0804BU-50 

Link 

10 × 2 10 6 21-2071 SWELD1006BU-50 

12 × 2 12 8 21-2075 SWELD1208BU-50 

14 × 2 14 10 21-2079 SWELD1410BU-50 

16 × 2,5 16 11 21-2103 SWELD1611BU-50 

8 × 2 8 4 

white 

21-2066 SWELD0804W-50 

10 × 2 10 6 21-2070 SWELD1006W-50 

12 × 2 12 8 21-2074 SWELD1208W-50 

14 × 2 14 10 21-2078 SWELD1410W-50 

16 × 2,5 16 11 21-2102 SWELD1611W-50 

8 × 2 8 4 

green 

21-2069 SWELD0804G-50 

10 × 2 10 6 21-2073 SWELD1006G-50 

12 × 2 12 8 21-2077 SWELD1208G-50 

14 × 2 14 10 21-2101 SWELD1410G-50 

16 × 2,5 16 11 21-2105 SWELD1611G-50 

8 × 2 8 4 

red 

21-2068 SWELD0804R-50 

10 × 2 10 6 21-2072 SWELD1006R-50 

12 × 2 12 8 21-2076 SWELD1208R-50 

14 × 2 14 10 21-2100 SWELD1410R-50 

16 × 2,5 16 11 21-2104 SWELD1611R-50 

8 × 2 8 4 

black 

21-2047 SWELD0804B-50 

10 × 2 10 6 21-2048 SWELD1006B-50 

12 × 2 12 8 21-2049 SWELD1208B-50 

14 × 2 14 10 21-2050 SWELD1410B-50 

16 × 2,5 16 11 21-2051 SWELD1611B-50 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/ds-sweld.pdf
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4 Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.4 One-touch Fittings with release button 

All one-touch fittings are approved according to BV 1.13 PW and 39D999. 
Marked in RED: additionally approved according to VW standard 39D22023. 
 

Type Port size 
(Ø tube O.D.  Ø tube O.D./thread) 

Stock ME20 SMC Part no. Data sheet/CAD 

One-touch fitting, straight 
union, 
Connection of the same 
tube diameter 

 

Ø 6 → Ø 6 112T101258 KQ2H06-00A Link 

Ø 8 → Ø 8  KQ2H08-00A Link 

Ø 10 → Ø 10  KQ2H10-00A Link 

Ø 12 → Ø 12  KQ2H12-00A Link 

Ø 16 → Ø 16  KQ2H16-00A Link 

One-touch fitting, different 
diameter straight, 
Connection of unequal 
tube diameters 

 

Ø 6 → Ø 8  KQ2H06-08A Link 

Ø 8 → Ø 10  KQ2H08-10A Link 

Ø 10 → Ø 12  KQ2H10-12A Link 

Ø 12 → Ø 16  KQ2H12-16A Link 

One-touch fitting, male 
connector 

(Sealant) 

 

Ø 6 → 1/8 4000483583 KQ2H06-01AS Link 

Ø 6 → ¼ 4000483584 KQ2H06-02AS Link 

Ø 8 → 1/8  KQ2H08-01AS Link 

Ø 8 → ¼  KQ2H08-02AS Link 

Ø 8 → 3/8  KQ2H08-03AS Link 

Ø 10 → 1/8 4000425842 KQ2H10-01AS Link 

Ø 10 → 1/4 4000425843 KQ2H10-02AS Link 

Ø 10 → 3/8 4000425845 KQ2H10-03AS Link 

Ø 10 → 1/2  KQ2H10-04AS Link 

Ø 12 → 1/4  KQ2H12-02AS Link 

Ø 12 → 3/8  KQ2H12-03AS Link 

Ø 12 → 1/2  KQ2H12-04AS Link 

Ø 16 → 3/8  KQ2H16-03AS Link 

Ø 16 → 1/2  KQ2H16-04AS Link 

One-touch fitting, 
hexagon socket head 
male connector 
(Sealant) 

 

Ø 6 → 1/8  KQ2S06-01AS Link 

Ø 6 → 1/4  KQ2S06-02AS Link 

Ø 8 → 1/8  KQ2S08-01AS Link 

Ø 8 → 1/4  KQ2S08-02AS Link 

Ø 8 → 3/8  KQ2S08-03AS Link 

Ø 10 → 1/8  KQ2S10-01AS Link 

Ø 10 → 1/4  KQ2S10-02AS Link 

Ø 10 → 3/8  KQ2S10-03AS Link 

Ø 10 → 1/2  KQ2S10-04AS Link 

Ø 12 → 1/4  KQ2S12-02AS Link 

Ø 12 → 3/8  KQ2S12-03AS Link 

Ø 12 → 1/2  KQ2S12-04AS Link 

Ø 16 → 1/4  KQ2S16-01AS Link 

Ø 16 → 3/8  KQ2S16-03AS Link 

Ø 16 → 1/2  KQ2S16-04AS Link 

Table of contents 

https://www.smc.eu/en-eu/reference?quote=KQ2H06-00A
https://www.smc.eu/en-eu/reference?quote=KQ2H08-00A
https://www.smc.eu/en-eu/reference?quote=KQ2H10-00A
https://www.smc.eu/en-eu/reference?quote=KQ2H12-00A
https://www.smc.eu/en-eu/reference?quote=KQ2H16-00A
https://www.smc.eu/en-eu/reference?quote=KQ2H06-08A
https://www.smc.eu/en-eu/reference?quote=KQ2H08-10A
https://www.smc.eu/en-eu/reference?quote=KQ2H10-12A
https://www.smc.eu/en-eu/reference?quote=KQ2H12-16A
https://www.smc.eu/en-eu/reference?quote=KQ2H06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2H06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2H08-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2H08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2H08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2H10-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2H10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2H10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2H10-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2H12-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2H12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2H12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2H16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2H16-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2S06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2S06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2S08-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2S08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2S08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2S10-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2S10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2S10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2S10-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2S12-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2S12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2S12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2S16-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2S16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2S16-04AS
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All one-touch fittings are approved according to BV 1.13 PW and 39D999. 
Marked in RED: additionally approved according to VW standard 39D22023. 
 

Type Port size 
(Ø tube O.D. → Ø tube O.D./thread) 

Stock ME20 SMC Part no. Data sheet/CAD 

One-touch fitting, 
union elbow 
Connection of the 
same tube diameter 

 

Ø 6 → Ø 6  KQ2L06-00A Link 

Ø 8 → Ø 8  KQ2L08-00A Link 

Ø 10 → Ø 10 4000425853 KQ2L10-00A Link 

Ø 12 → Ø 12  KQ2L12-00A Link 

Ø 16 → Ø 16  KQ2L16-00A Link 

One-touch fitting, 
male elbow 
360° pivoted 
(Sealant) 

 

Ø 6 → 1/8 4000483585 KQ2L06-01AS Link 

Ø 6 → 1/4 4000483586 KQ2L06-02AS Link 

Ø 8 → 1/8  KQ2L08-01AS Link 

Ø 8 → 1/4  KQ2L08-02AS Link 

Ø 8 → 3/8  KQ2L08-03AS Link 

Ø 10 → 1/8 4000425846 KQ2L10-01AS Link 

Ø 10 → 1/4 4000425848 KQ2L10-02AS Link 

Ø 10 → 3/8 4000425851 KQ2L10-03AS Link 

Ø 10 → 1/2  KQ2L10-04AS Link 

Ø 12 → 1/4  KQ2L12-02AS Link 

Ø 12 → 3/8  KQ2L12-03AS Link 

Ø 12 → 1/2  KQ2L12-04AS Link 

Ø 16 → 3/8  KQ2L16-03AS Link 

Ø 16 → 1/2  KQ2L16-04AS Link 

One-touch fitting, 
union tee 
Connection of the 
same tube diameter 

 

Ø 6 → Ø 6  KQ2T06-00A Link 

Ø 8 → Ø 8  KQ2T08-00A Link 

Ø 10 → Ø 10 4000425855 KQ2T10-00A Link 

Ø 12 → Ø 12  KQ2T12-00A Link 

Ø 16 → Ø 16  KQ2T16-00A Link 

One-touch fitting, 
universal male elbow 
360° pivoted 
(sealant) 

 

Ø 6 → 1/8  KQ2V06-01AS Link 

Ø 6 → 1/4  KQ2V06-02AS Link 

Ø 8 → 1/8  KQ2V08-01AS Link 

Ø 8 → 1/4  KQ2V08-02AS Link 

Ø 8 → 3/8  KQ2V08-03AS Link 

Ø 10 → 1/4  KQ2V10-02AS Link 

Ø 10 → 3/8  KQ2V10-03AS Link 

Ø 12 → 3/8  KQ2V12-03AS Link 

Ø 12 → 1/2  KQ2V12-04AS Link 

Ø 16 → 3/8  KQ2V16-03AS Link 

Ø 16 → 1/2  KQ2V16-04AS Link 

One-touch fitting, 
bulkhead union 

same tube diameter 

 

Ø 6 → Ø 6  KQ2E06-00A Link 

Ø 8 → Ø 8  KQ2E08-00A Link 

Ø 10 → Ø 10  KQ2E10-00A Link 

Ø 12 → Ø 12  KQ2E12-00A Link 

Ø 16 → Ø 16  KQ2E16-00A Link 

  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=KQ2L06-00A
https://www.smc.eu/en-eu/reference?quote=KQ2L08-00A
https://www.smc.eu/en-eu/reference?quote=KQ2L10-00A
https://www.smc.eu/en-eu/reference?quote=KQ2L12-00A
https://www.smc.eu/en-eu/reference?quote=KQ2L16-00A
https://www.smc.eu/en-eu/reference?quote=KQ2L06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2L06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2L08-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2L08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2L08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2L10-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2L10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2L10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2L10-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2L12-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2L12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2L12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2L16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2L16-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2T06-00A
https://www.smc.eu/en-eu/reference?quote=KQ2T08-00A
https://www.smc.eu/en-eu/reference?quote=KQ2T10-00A
https://www.smc.eu/en-eu/reference?quote=KQ2T12-00A
https://www.smc.eu/en-eu/reference?quote=KQ2T16-00A
https://www.smc.eu/en-eu/reference?quote=KQ2V06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2V06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2V08-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2V08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2V08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2V10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2V10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2V12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2V12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2V16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2V16-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2E06-00A
https://www.smc.eu/en-eu/reference?quote=KQ2E08-00A
https://www.smc.eu/en-eu/reference?quote=KQ2E10-00A
https://www.smc.eu/en-eu/reference?quote=KQ2E12-00A
https://www.smc.eu/en-eu/reference?quote=KQ2E16-00A
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All one-touch fittings are approved according to BV 1.13 PW and 39D999. 
Marked in RED: additionally approved according to VW standard 39D22023. 
 

Type Port size 
(Ø tube O.D. → Ø tube O.D./thread) 

Stock ME20 SMC Part no. Data sheet/CAD 

One-touch fitting, 45° 
male elbow 

360° pivoted 
(Sealant) 

 

Ø 6 → 1/8  KQ2K06-01AS Link 

Ø 6 → 1/4  KQ2K06-02AS Link 

Ø 8 → 1/8  KQ2K08-01AS Link 

Ø 8 → 1/4  KQ2K08-02AS Link 

Ø 8 → 3/8  KQ2K08-03AS Link 

Ø 10 → 1/4  KQ2K10-02AS Link 

Ø 10 → 3/8  KQ2K10-03AS Link 

Ø 12 → 3/8  KQ2K12-03AS Link 

Ø 12 → 1/2  KQ2K12-04AS Link 

Ø 16 → 3/8  KQ2K16-03AS Link 

Ø 16 → 1/2  KQ2K16-04AS Link 

One-touch fitting, 
plug-in reducer 
 
Ø 1 = applicable tube 
 
Ø 2 = applicable fitting 
size 

Ø 1 

 
Ø 2 

Ø 1: 06 → Ø 2: 08  KQ2R06-08A Link 

Ø 1: 06 → Ø 2: 10  KQ2R06-10A Link 

Ø 1: 06 → Ø 2: 12  KQ2R06-12A Link 

Ø 1: 08 → Ø 2: 10  KQ2R08-10A Link 

Ø 1: 08 → Ø 2: 12  KQ2R08-12A Link 

Ø 1: 10 → Ø 2: 12  KQ2R10-12A Link 

Ø 1: 10 → Ø 2: 16  KQ2R10-16A Link 

One-touch fitting, 
female connector, 

parallel thread 

 

Ø 6 → G1/8  KQ2F06-G01A Link 

Ø 6 → G1/4  KQ2F06-G02A Link 

Ø 6 → G3/4  KQ2F06-G03A Link 

Ø 8 → G1/4  KQ2F08-G01A Link 

Ø 8 → G1/4  KQ2F08-G02A Link 

Ø 8 → G3/4  KQ2F08-G03A Link 

Ø 10 → G1/4  KQ2F10-G02A Link 

Ø 10 → G3/4  KQ2F10-G03A Link 

Ø 12 → G1/4  KQ2F12-G02A Link 

Ø 12 → G3/4  KQ2F12-G03A Link 

Ø 12 → G1/2  KQ2F12-G04A Link 

Ø 16 → G3/4  KQ2F16-G03A Link 

Ø 16 → G1/2  KQ2F16-G04A Link 

One-touch fitting, 
union 'Y' 
Connection of the 
same tube diameter 

 

Ø 6 → Ø 6  KQ2U06-00A Link 

Ø 8 → Ø 8  KQ2U08-00A Link 

Ø 10 → Ø 10 4000425859 KQ2U10-00A Link 

Ø 12 → Ø 12  KQ2U12-00A Link 

Ø 16 → Ø 16  KQ2U16-00A Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=KQ2K06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2K06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2K08-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2K08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2K08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2K10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2K10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2K12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2K12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2K16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2K16-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2R06-08A
https://www.smc.eu/en-eu/reference?quote=KQ2R06-10A
https://www.smc.eu/en-eu/reference?quote=KQ2R06-12A
https://www.smc.eu/en-eu/reference?quote=KQ2R08-10A
https://www.smc.eu/en-eu/reference?quote=KQ2R08-12A
https://www.smc.eu/en-eu/reference?quote=KQ2R10-12A
https://www.smc.eu/en-eu/reference?quote=KQ2R10-16A
https://www.smc.eu/en-eu/reference?quote=KQ2F06-G01
https://www.smc.eu/en-eu/reference?quote=KQ2F06-G02
https://www.smc.eu/en-eu/reference?quote=KQ2F06-G03
https://www.smc.eu/en-eu/reference?quote=KQ2F08-G01
https://www.smc.eu/en-eu/reference?quote=KQ2F08-G02
https://www.smc.eu/en-eu/reference?quote=KQ2F08-G03
https://www.smc.eu/en-eu/reference?quote=KQ2F10-G02
https://www.smc.eu/en-eu/reference?quote=KQ2F10-G03
https://www.smc.eu/en-eu/reference?quote=KQ2F12-G02
https://www.smc.eu/en-eu/reference?quote=KQ2F12-G03
https://www.smc.eu/en-eu/reference?quote=KQ2F12-G04
https://www.smc.eu/en-eu/reference?quote=KQ2F16-G03
https://www.smc.eu/en-eu/reference?quote=KQ2F16-G04
https://www.smc.eu/en-eu/reference?quote=KQ2U06-00A
https://www.smc.eu/en-eu/reference?quote=KQ2U08-00A
https://www.smc.eu/en-eu/reference?quote=KQ2U10-00A
https://www.smc.eu/en-eu/reference?quote=KQ2U12-00A
https://www.smc.eu/en-eu/reference?quote=KQ2U16-00A
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All one-touch fittings are approved according to BV 1.13 PW and 39D999. 
Marked in RED: additionally according to VW standard 39D22023. 
 

Type Port size 
(Ø tube O.D. → Ø tubing O.D./thread) 

Stock ME20 SMC Part no. Data sheet/CAD 

One-touch fitting, 
branch 'Y' 
(Sealant) 

 

Ø 6 → 1/8  KQ2U06-01AS Link 

Ø 6 → 1/4  KQ2U06-02AS Link 

Ø 8 → 1/4  KQ2U08-02AS Link 

Ø 8 → 3/8  KQ2U08-03AS Link 

Ø 10 → 1/4 4000425861 KQ2U10-02AS Link 

Ø 10 → 3/8  KQ2U10-03AS Link 

Ø 10 → 1/2  KQ2U10-04AS Link 

Ø 12 → 3/8  KQ2U12-03AS Link 

Ø 12 → 1/2  KQ2U12-04AS Link 

Ø 16 → 3/8  KQ2U16-03AS Link 

Ø 16 → 1/2  KQ2U16-04AS Link 

plug 

 

Ø 6  KQ2P-06 Link 

Ø 8  KQ2P-08 Link 

Ø 10  KQ2P-10 Link 

Ø 12  KQ2P-12 Link 

Ø 16  KQ2P-16 Link 

 

Colored cap, 
for the release rings of 
the plug connectors 
for visual security 
during the tubing 

 

 

 

Various other diameters and colours are available. Please contact us. 

One-touch fitting size colour  

Applicable tubing O.D.: 8 mm 

black KQ2C08-B Link 

red KQ2C08-R Link 

yellow KQ2C08-Y Link 

blue KQ2C08-BU Link 

Applicable tubing O.D.: 10 mm 

black KQ2C10-B Link 

red KQ2C10-R Link 

yellow KQ2C10-Y Link 

blue KQ2C10-BU Link 

Applicable tubing O.D.: 12 mm 

black KQ2C12-B Link 

red KQ2C12-R Link 

yellow KQ2C12-Y Link 

blue KQ2C12-BU Link 

Applicable tubing O.D.: 16 mm 

black KQ2C16-B Link 

red KQ2C16-R Link 

yellow KQ2C16-Y Link 

blue KQ2C16-BU Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=KQ2U06-01AS
https://www.smc.eu/en-eu/reference?quote=KQ2U06-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2U08-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2U08-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2U10-02AS
https://www.smc.eu/en-eu/reference?quote=KQ2U10-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2U10-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2U12-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2U12-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2U16-03AS
https://www.smc.eu/en-eu/reference?quote=KQ2U16-04AS
https://www.smc.eu/en-eu/reference?quote=KQ2P-06
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https://www.smc.eu/en-eu/reference?quote=KQ2P-10
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https://www.smc.eu/en-eu/reference?quote=KQ2C08-Y
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https://www.smc.eu/en-eu/reference?quote=KQ2C10-B
https://www.smc.eu/en-eu/reference?quote=KQ2C10-R
https://www.smc.eu/en-eu/reference?quote=KQ2C10-Y
https://www.smc.eu/en-eu/reference?quote=KQ2C10-BU
https://www.smc.eu/en-eu/reference?quote=KQ2C12-B
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https://www.smc.eu/en-eu/reference?quote=KQ2C12-BU
https://www.smc.eu/en-eu/reference?quote=KQ2C16-B
https://www.smc.eu/en-eu/reference?quote=KQ2C16-R
https://www.smc.eu/en-eu/reference?quote=KQ2C16-Y
https://www.smc.eu/en-eu/reference?quote=KQ2C16-BU
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4. Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.4 One-touch fittings, 20 mm, Suitable for Vacuum 

Operating data   

Operating pressure: -1 bar to 16 bar 

Applicable tubing O.D.: 20 mm  

   
According to VW standard 39D1497 Special component for increased 
compressed air requirements 
 
Purchased parts 

Type Description Stock ME20 SMC Part no. Data sheet/CAD 

 

One-touch fitting, male connector, with 
release sleeve, 20 mm, thread G 1/2 

 1425/SDS20xG1/2  

One-touch fitting, male connector, with 
release sleeve, 20 mm, thread G 3/4 

 1425/SDS20xG 3/4  

 

One-touch fitting, male connector, with 
release sleeve, 20 mm, thread G 1/2 

 1425/SWE20xG 1/2  

One-touch fitting, male connector, with 
release sleeve, 20 mm, thread G 3/4  

 1425/SWE20xG 3/4  

 

One-touch fitting, straight union. with 
release sleeves, 2 × 20 mm 

 1425/S20x20  

 

One-touch fitting, union elbow, with 
release sleeves, 2 × 20 mm 

 1425/E20x20  

 

One-touch fitting, union tee, with 
release sleeves, 3 × 20 mm 

 1425/T20  
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4 Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.7 Couplers 

Operating data   

Operating pressure KK3: -0,9 bar bis 10 bar 

Operating pressure KK4/6: 0,2 bar bis 10 bar 

 
Couplers with threaded connection 
 

Type 
Description 

Stock ME20 SMC Part no. Data sheet/CAD 
Body size Port size 

 
 

Plug 
with male thread 

1/8 R1/8  KK3P-01MS Link 

1/8 R1/4  KK3P-02MS Link 

1/8 R3/8  KK3P-03MS Link 

1/4 R1/8  KK4P-01MS Link 

1/4 R1/4  KK4P-02MS Link 

1/4 R3/8  KK4P-03MS Link 

1/4 R1/2  KK4P-04MS Link 

1/2 R3/8  KK6P-03MS Link 

1/2 R1/2  KK6P-04MS Link 

1/2 R3/4  KK6P-06MS Link 

 
 

Socket 
with male thread 

1/8 R1/8  KK3S-01MS Link 

1/8 R1/4  KK3S-02MS Link 

1/8 R3/8  KK3S-03MS Link 

1/4 R1/8  KK4S-01MS Link 

1/4 R1/4  KK4S-02MS Link 

1/4 R3/8 110T147048 KK4S-03MS Link 

1/4 R1/2  KK4S-04MS Link 

1/2 R3/8  KK6S-03MS Link 

1/2 R1/2  KK6S-04MS Link 

1/2 R3/4   KK6S-06MS Link 

 
  

Table of contents 

https://www.smc.eu/en-eu/reference?quote=KK3P-01MS
https://www.smc.eu/en-eu/reference?quote=KK3P-02MS
https://www.smc.eu/en-eu/reference?quote=KK3P-03MS
https://www.smc.eu/en-eu/reference?quote=KK4P-01MS
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https://www.smc.eu/en-eu/reference?quote=KK4S-02MS
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https://www.smc.eu/en-eu/reference?quote=KK6S-04MS
https://www.smc.eu/en-eu/reference?quote=KK6S-06MS
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Couplers with One-touch fitting 

 

Type 
Description 

Stock ME20 SMC Part no.r Data sheet/CAD 
Body size Tubing O.D. 

 
 

Plug 
straight type with 
One-touch fitting 

1/8  6 mm  KK3P-06H Link 

1/8 8 mm  KK3P-08H Link 

1/8 10 mm  KK3P-10H Link 

1/4  6 mm  KK4P-06H Link 

1/4 8 mm  KK4P-08H Link 

1/4  10 mm 110T147049 KK4P-10H Link 

1/4 12 mm  KK4P-12H Link 

1/2  12 mm  KK6P-12H Link 

1/2 16 mm  KK6P-16H Link 

 
 

Socket 
straight type with 
One-touch fitting 

1/8 6 mm  KK3S-06H Link 

1/8  8 mm  KK3S-08H Link 

1/8 10 mm  KK3S-10H Link 

1/4 6 mm  KK4S-06H Link 

1/4 8 mm  KK4S-08H Link 

1/4 10 mm  KK4S-10H Link 

1/4 12 mm  KK4S-12H Link 

1/2 12 mm  KK6S-12H Link 

1/2 16 mm  KK6S-16H Link 
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https://www.smc.eu/en-eu/reference?quote=KK3P-06H
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4 Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.8 Air Distribution Bar 

Operating data   

Operating pressure: 0 bar to 16 bar 

Operating temperature: -10°C to 60°C  

   
According to VW standards 39D22026 und 39D1497 
 

Type Description Stock ME20 SMC Part no. Data sheet/CAD 

 

 
Air distribution bar 
permanent air, 3/4", 
corresponds to 

VW standard 39D22026/1 

Air distribution bar, permanent air 
 

completely assembled with: 

permanent air: 

- 1 × plug, according to 39D1423/4 

- 1 × male connector with one-touch 
fitting, 16 mm 

 

AU420/3 Link 

 

 
Air distribution bar 
SUP / EXH, corresponds to 
VW standard 39D22026/2 

Air distribution bar, SUP / EXH 
 

completely assembled with: 

Supply air (SUP):  
- 1 × plug, according to 39D1423/2 
- 1 × male connector with one-touch 
fitting 8 mm 
- 1 × closure screw G3/8 

Exhaust air (EXH): 

- 1 × plug, according to 39D1423/3 
- 1 × male connector with one-touch 
fitting 8 mm 
- 1 × closure screw G1/2 

 

AU210/3 Link 

 

 
Air distribution bar 
combined, corresponds to 

VW standard 39D22026/3 

Air distribution bar combined, SUP / 
EXH and permanent air 
 

completely assembled with: 

Supply air (SUP): 

- 1 × plug, according to 39D1423/2 
- 1 × male connector with one-touch 
fitting 8 mm 

- 1 × closure screw G3/8 

Exhaust air (EXH): 

- 1 × plug, according to 39D1423/3 
- 1 × male connector with one-touch 

fitting 8 mm 

- 1 x closure screw G1/2 

permanent air: 

- 1 × plug, according to 39D1423/4 
- 1 × male connector with one-touch 
fitting 16 mm 
- 1 × closure screw G3/4 

 

AU110/6 Link 
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Type Description Stock ME20 SMC Part no. Data sheet/CAD 

 
Air distribution bar 
combined with a throttle 
check valve, 
corresponds to 
VW Norm 39D22026/4 

Safety air distribution bar, combined 
from the air distribution bar according 
to 39D22026/3 and an applicable 
throttle check valve, depending on the 
flow rate, to secure against sudden 
venting after removing the permanent 
air connection, especially if a 
compressed air tank is used. 

 

AU110/6A Link 

 
 
 

Type Description Stock ME20 SMC Part no. Data sheet/CAD 

 
VW Standard 39D1497 

Air distribution bar completely 
assembled with 

- 2 × closure screw, EXH-port 

- 2 × closure screw, SUP-port 

- 1 × plug connection according to 
39D1423/2 

- 1 × plug connection according to 
39D1423/3 

- 2 × 4 Meter-in speed controller, One-
touch fitting applicable tubing O.D. 12 
mm 

 AU510/4 Link 

 
based on VW standard 
39D1497, but for 6 
cylinders 

Air distribution bar completely 
assembled with 

- 2 × closure screw, EXH-port 

- 2 × closure screw, SUP-port 

- 1 × plug connection according to 
39D1423/2 

- 1 × plug connection according to 
39D1423/3 

- 2 × 6 Meter-in speed controller, One-
touch fitting applicable tubing O.D. 12 
mm 

 AU710/4 Link 
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4 Approval list for components 

4.3 Energy Transmission 
4.3.1 Tubings and Fittings 

4.3.1.9 Nipples and other components, according to VW standards 

Purchased Parts 
 

Type Descrition Port size 
Stock 
ME20 

SMC Part no. Data sheet 

 

Manifold block 
according to 39D1392 

G 1/4  39D1392/1 

Link 
G 3/8  39D1392/2 

G 1/2  39D1392/3 

G 3/4  39D1392/4 

 

Double nipple 
according to 39D1402 

G 1/4 auf M10×1  39D1402/1 

Link 

G 3/8 auf G 1/4  39D1402/2 

G 1/2 auf G 3/8  39D1402/3 

G 3/4 auf G 1/2  39D1402/4 

G 1 auf G 3/4  39D1402/5 

G 1 1/4 auf G 1  39D1402/6 

 

Double nipple 
according to 39D1403 

G 1/4  39D1403/1 

Link 

G 3/8  39D1403/2 

G 1/2  39D1403/3 

G 3/4  39D1403/4 

G 1  39D1403/5 

 

Pneumatic safety 
clutch with forced 
venting 
according to 39D1420 

G 1/4  39D1420/0 

Link 
G 3/8  39D1420/2 

G 1/2  39D1420/3 

G 3/4  39D1420/4 

 

Plug nipple with female 
thread 
according to 39D1422 

G 1/4  39D1422/1 

Link 
G 3/8  39D1422/2 

G 1/2  39D1422/3 

G 3/4  39D1422/4 

 

Plug nipple with male 
thread 
according to 39D1423 

G 1/4  39D1423/1 

Link 
G 3/8  39D1423/2 

G 1/2  39D1423/3 

G 3/4  39D1423/4 

 
  

Table of contents 

https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/ds-39d1392.pdf
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https://static.smc.eu/binaries/content/assets/smc_de/solutions/automotive/freigabelisten/volkswagen/presswerk/files_en/ds-39d1423-mt-nipple.pdf
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4. Approval list for components 

4.3 Energy Transmission 
4.3.3 Media Feeds 

 

  

 
 

Media feeds are approved and used in several variants in a wide variety of applications. This variety cannot be represented 
in this way. Please contact us for your requirements. 
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4. Approval list for components 

4.4 Accessories 
4.4.3 Vacuum generation 

Note:   

→ Model ZH13BSA-08-F02 is approved according to 39D22024/3 

→ Various other models are available. please contact us 

 

Type Description 
Port size 

SMC Part no. Data sheet/CAD 
SUP (P) VAC (V) EXH (E) 

 

nozzle1,3 mm, 
suction flow rate: 
max 40 l/min. 

One-touch 
08 mm 

One-touch 
08 mm 

__ ZH13BSA-08-08 Link 

Box type with integrated 
silencer, 
vacuum: Max. -88 kPa 

Female thread 
G¼ 

__ ZH13BSA-08-F02 Link 

 

 
 

Body ported type 
vacuum: Max. -90 kPa 

nozzle 1,3 mm, 
suction flow rate: 
max. 40 l/min. 

One-touch  
08 mm 

One-touch 
10 mm One-touch 

10 mm 

ZH13DSA-08-10-10 Link 

Female thread 
G¼ 

ZH13DSA-08-F02-10 Link 

nozzle 1,5 mm, 
suction flow rate: 
max. 58 l/min 

One-touch 
08 mm 

One-touch 
10 mm One-touch 

10 mm 

ZH15DSA-08-10-10 Link 

Female thread 
G⅜ 

ZH15DSA-08-F03-10 Link 

nozzle 1,8 mm, 
suction flow rate: 
max. 76 l/min 

One-touch  
10 mm 

One-touch 
12 mm One-touch 

12 mm 

ZH18DSA-10-12-12 Link 

Female thread 
G⅜ 

ZH18DSA-10-F03-12 Link 

nozzle 2,0 mm, 
suction flow rate: 
max. 90 l/min 

One-touch 
10 mm 

One-touch 
12 mm One-touch 

12 mm 

ZH20DSA-10-12-12 Link 

Female thread 
G½ 

ZH20DSA-10-12-12 Link 
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